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Contacts for Econoseal lll Connectors
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) i Issued 04-03
Flectronics Series .070 (1.8 mm)
Tah Contacts / Single Wire Seals and Dead End Plugs
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Tab Contacts
Wire Size Insulation Diameter Part Numbers
Range FLK FLR Material
mm? mm mm and Finish Strip Packaging Loose-  Packaging Applicator**  Hand Tool
(AWG) (Inch) {Inch) Form Unit Piece Unit
0.5 1.6-1.8 Capper alioy, ) B )
o (0620701 tin plated 345809-1 6.000 3450511 2,000 525317-8%
0.75-1.00 1.85-2.10 Copper alloy,
{18-17) {073-083) tin plated 345807-1 6,000 345148-1 2,000 - 525317-2%
1.5-2.0 2.3-2.7 Copper alloy,
{15-12) {091-.108) tin platad 345807-1 6,000 345148-1 2,000 - 525317-4*
*) Wire crimp form = F, Insulation crimp form = 0, Other crimp forms see Product Specification,
*¥) Applicators are applicaticn specific, consult Tyco Electronics for details
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Application Specification:
108-3069
Wire Size Range Insulation Diameter Packagi
mm? mm Color Part Number acuagmg
(AWG) {Inch) n
05-15 16-2.4
5015 (0B2-005) Black 3457911 5,000
Dead End Plug Black 172748-1 1,000
2.0 2.4 min, — 2.7 max.
(1) (095106} Grey 172888-2 5,000
Dead End Piug Gray 172748-2 1,000
Afl specifications subject ta change. Cansult Tyco Electronics for latest specifications. 131



