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A MATERIAL:
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mm [INCHES] M. WAIMSLEY PLUG SUB—-ASSY, ROUND CABLE, 50 SERIES, SDL
0 PLC + - PRODUCT SPEC
| @g; Iitg i 0.25 [.010] 108—2047/ ‘
3 PLC + _ APPLICATION SPEC
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