AC-DC 6W

B Universal AC Input 90 ~ 264Vac
B Low ripple noise

H No minimum load requirement
B 100% burn in test

B 1 year warranty

m Safety: UL, cUL, GS, CB, CE, FCC standard
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Y | \ ’ HE\ 3A-061TWPO3 | 3.0-4.0V 6W Max.
5 \ | ‘ | 3A-06TWPO5 | 40-60V 6V Max.
| 3A-06TWP12 | 9.0-12V | BW Max.
3A-06TWP18 | 15~18V | 6W Max.
3A-06TWP24 | 20~-24V | 6W Max.
3A-051WP05 |5.0-5.2V | BW Max.| PSB, DOIR, CCC,
5
Voltage AC 90V ~ 264V Universal full range
Frequency 47 - 63z l
Current 300mA B
Leakage Current | =<0@25mA
Start up time - <1000mSs @ Minimum AC input
Rise time <100m$S _
Hold Hgﬁt_yime > 20mS @ 230Vac/50Hz input
Cooling Natural Cooling
Temperature Operating: 0~40C; Storage: 10 - +751C
Humidity i Operating: 20% ~ 85%, Storage: 10% ~ 95% (Non Conversing)
50K Hours
UL 60950, CSA C22.2 No.60850, EN 60950, IEC 60950 i
EMI FCC CFR 47 PART 15, EN55022, EN61000-3
EMS EN 55024 (EN61204-3),EN61000-4
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