DC axial fan

Series 8400 N 80 x 80 x 25 mm

- General description: DC fan with electronically commutated external rotor motor. Commutation
electronics completely integrated.

- Impeller material: Fiberglass-reinforced PA plastic

- Housing material: Fiberglass-reinforced PBTP plastic
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DC axial fan

Series 8400 N 80 x 80 x 25 mm

- General description: DC fan with electronically commutated external - Impeller material: Fiberglass-reinforced PA plastic

rotor motor. Commutation electronics completely integrated. - Bearings: Sintec sleeve bearing system

- Housing material: Fiberglass-reinforced PBTP plastic - Direction of flow: Air exhaust over bars

- Direction of rotation: Left, looking at rotor - Motor protection: Reverse-polarity protected. The fan runs only if the
- Electrical connection: Single strands AWG 24, TR 64 polarity is correct.

- Blocking protection: Blocking and overload protection - Approvals: VDE, CSA, UL, CE

- Option: Speed signal
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