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plastic hood \ Fish Hooks , Latches 50.00+0. 5
with inner shell FEATURES :
SIZE o Plastic hood with spring latches
: . o Steel inner shell
Entry and hole size : .
S60 : straight entry dia. 6,00 o Full EMI/RFI shielded
S65 : straight entry dia. 6,50 Estdg MATERIALS:
S70 : straight entry dia. 7,00 (std s Hood: Plastic ABS PA-707
S75 : straight entry dia. 7,50 o Inner Shell: Steel , Nickel plated
- - s Latch :Phosphor bronze , Nickel plated
gpr‘??sgloﬁggﬁs : s Latch: Stainless steel
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