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Terminals

175 Piece Terminal Kits

| Soldertess Terminals T
e 0.5-6mm cable diameter A
e Colour coded pre-insulated -
e 18 compartment durable box
e Combined cut and crimper

175 Piece Terminal Kits I

Reference
A918175T

630 Piece Terminal Kit

e 0.5-6mm cable diameter

e Colour coded pre-insulated ‘

e Quality steel carry box —
e Cutting tool

e Ratchet crimper

630 Piece Terminal Kits I

Reference
A801632T

Pre-Insulated End Sleeve Terminals
A comprehensive range of pre-insulated end sleeve terminals
available in both French and German standard colour codings.

Pre-Insulated End Sleeve Terminals I

Type Reference Cable Size Colour Pack Qty

Pre-Insulated End Sleeve CE005008 0.50mm x 8F White 500

French Colour CE075008 0.75mm x 8F Blue 500
CE010008 1.0mm x 8F Red 500
CE015008 1.5mm x 8F Black 500
CE025008 2.5mm x 8F Grey 500
CE040010 4.0mm x 10F Orange 500
CE060012 6.0mm x 12F Green 100
CE100012 10mm x 12F Brown 100
CE160012 16mm x 12F Ivory 100
CE250016 25mm x 16F Black 100
CE350016 35mm x 16F Red 50
CE500020 50mm x 20F Blue 50

German Colour CE005008W 0.50mm x 8G Orange 500
CE075008W 0.75mm x 8G White 500
CE010008W 1.0mm x 8G Yellow 500
CE015008W 1.5mm x 8G Red 500
CE25008W 2.5mm x 8G Blue 500
CE040010W 4.0mm x 10G Grey 500
CE0060012W 6.0mm x 12G Black 100

Sizes 10mm - 50mm in German Colour Codes available to special order.

Pre-Insulated Twin End Sleeve Terminals

Pre-Insulated End Sleeve Terminals I

Type Reference Cable Size Colour Pin Length Pack Qty

Pre-Insulated Twin End Sleeve CT205008 2x0.5 White 8mm 1000
CT207508 2x0.75 Grey 8mm 1000
CT207510 2x0.75 Grey 10mm 1000
CT210008 2x1.0 Red 8mm 1000
CT210010 2x1.0 Red 10mm 1000
CT215008 2x15 Black 8mm 1000
CT215010 2x1.5 Black 10mm 1000
CT225010 2x25 Blue 10mm 1000
CT225013 2x25 Blue 10mm 1000
CT240012 2x4.0 Grey 12mm 1000
CT260014 2x6.0 Yellow 14mm 1000
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Terminals

Crimp Tools

6012 - Cut & Strip Crimping

e Size-9",222mm
e Crimprange - 1.0 - 6.0mm

Cut & Strip Crimping I

Reference Crimp Type Crimp Range
6012 Pre Insulated L/Duty 1.0 - 6.0mm

7700 - Ratchet

e Size - 8%/", 220mm
e Crimp range - 0.5 - 6.0mm

Ratchet |

Ratchet
Reference Crimp Type Crimp Range
7700 Pre Insulated L/Duty 0.5 - 6.0mm

7702 - Ratchet

e Size - 8", 220mm
e Crimprange - 0.5 - 4.0mm

[Ratchet |

Ratchet
Reference Crimp Type Crimp Range
7702 Pre Insulated End Sleeve 0.5 - 4.0mm

6095 - Heavy Duty Crimp Tool

e Size-22'%",570mm

e Crimprange - 10 - 95mm
e Weight - 3.1kgs
Heavy Duty Crimp Tool I

Reference Crimp Type Crimp Range
6095 H/Duty Copper Tube 10 - 95mm

60150 - Heavy Duty Crimp Tool
e Size-29",670mm

e Crimprange - 10 - 150mm

e Weight - 4.0kgs
Heavy Duty Crimp Tool I

Reference Crimp Type Crimp Range
60150 H/Duty Copper Tube 10 - 150mm

N143 - Pre Insulated End Sleeve Crimp Tool

e 0.25t02.5mm
e 0.5to 16mm
Pre Insulated End Sleeve Crimp Tool I

Reference Crimp Type Crimp Range
N143-62-160 | Pre Insulated End Sleeve 0.25-2.5mm
N143-62-190 | Pre Insulated End Sleeve 0.5-16mm
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