Industrial

58000
Wall mounted steel enclosures

The IP55 58000 series is a low cost solution for general applications
where impact resistance may also be a consideration. Sarel steel
enclosures have a superior finish of polyester powder paint suitable
for all normal conditions.

58000 series

Height Width Depth Enclosure Plate Wall brackets
250 200 150 ENN58012  ENN55812  ENN53495
300 200 150 ENN58015  ENN55815  ENN53495
300 300 150 ENN58002  ENN55802  ENN53495
300 300 200 ENN58003  ENN55802  ENN53495
300 400 150 ENN58436  ENN55816 ~ ENN53495
400 300 150 ENN58017  ENN55817  ENN53495
400 300 200 ENN58018  ENN55817  ENN53495
400 400 200 ENN58019  ENN55805  ENN53495
Applications 500 300 200 ENN58021  ENN55821  ENN53495
e General protection of electrical and other 500 400 200 ENN58023  ENN55823 ENN53495
equipment against impact and the ingress of 500 500 250 ENN58025 ENN55822 ENN53495
dust and liquids. 600 400 200 ENN58026 ~ ENN55826 ~ ENN53495
600 400 250 ENN58027  ENN55826 ~ ENN53495
600 600 250 ENN58029  ENN55829  ENN53495
700 500 250 ENN58031 ENN55831 ENN53495
800 600 300 ENN58056  ENN55856 ~ ENN53495
Features and benefits 1000 800 300 ENN58061 ENN55861 ENN53495

® Overall sheet steel construction.

e Epoxy powder coated to RAL7032.

e Earth points on enclosure body & door.
¢ |P55 protection as standard.

e Polyurathane gasketed.

n Also suitable for commercial applications
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