x“'._

q0792.5

®
DURACELL ALKALINE MANGANESE
+ Specification:
Fe (ase :
«@2@ ~/ I Nominal Voltage: 6V
Vep g2 Nominal Capacity: 13.000 mAh
£l Life: 44 h on 159
g to 3.2 V at 20°C
Volume: 487 cm?
+ - 1 Average Weight: 612g
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67.7 mm MAX.
65 1 mm MIN.

Typical discharge characteristics
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HOURS OF SERVICE AT 20°C
ISSUE: 2L

The Duracell Group of Companies reserves the right to change this specification without prior notice.
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