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* To complete order number, add shell size and suffix number.
For example, shell size 11 with electroless nickel, 10-630934-11F.

Amphe-Lite – accessories
cable clamps

Finish
10-No
Suffix

Electroless nickel -( )F

All dimensions for reference only.

Millimeters

Shell
Size

F1

Min. Dia.
Cable

F2

Max. Dia.
Cable

L
Max.

U
Max.

FF
Dia. Max.

KK
Dia.
Max.

LL
Max.

9 2.39 5.16 36.35 16.66 8.81 15.98 25.78
11 3.58 6.35 36.35 17.48 10.01 19.20 26.97
13 4.37 8.20 36.35 19.05 11.86 22.43 28.58
15 5.16 10.72 36.35 21.82 14.38 25.68 33.73
17 5.94 12.70 36.35 23.80 16.36 28.91 35.36
19 6.73 14.27 36.35 25.40 17.93 32.13 36.91
21 7.54 15.88 37.90 26.97 19.53 35.38 40.87
23 8.33 17.86 37.90 28.98 21.51 37.80 42.06
25 9.12 19.43 37.90 30.56 23.09 41.05 43.66

Inches

Shell
Size

F1

Min.
Dia.

Cable

F2

Max.
Dia.

Cable
L

Max.
U

Max.

FF
Dia.
Max.

KK
Dia.
Max.

LL
Max.

9 .094 .203 1.431 .656 .347 .629 1.015
11 .141 .250 1.431 .688 .394 .756 1.062
13 .172 .323 1.431 .750 .467 .883 1.125
15 .203 .422 1.431 .859 .566 1.011 1.328
17 .234 .500 1.431 .937 .644 1.138 1.392
19 .265 .562 1.431 1.000 .706 1.265 1.453
21 .297 .625 1.492 1.062 .769 1.393 1.609
23 .328 .703 1.492 1.141 .847 1.488 1.656
25 .359 .765 1.492 1.203 .909 1.616 1.719
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*10-630934-XXX

*10-630935-XXX


