D Subminiature Accessories EMI Shielded Backshell

Snap-Together Metalized Plastic

Metalized plastic backshells reduce EMI/RFI
emissions.

Metalized plastic provides a light weight solution.
Design includes integral strain relieving cable
clamp.

Product Features
Improves conformance to FCC DOC #20780
shielding requirements
No crimp ferrule tooling needed
Quick and simple assembly using snap-
together design feature
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Optional locking hardware sold separately,

see page 201 DC__ 37 DCI21073-52 7450 (2933) 57.51(2.264) 16,00(630) 42,01 (1.654) 650 (256) 11,00 (433)

DD 50 DD121073-53 72,97(2.873) 54,99 (2.165) 19,00 (748) 42,01(1.654) 899(354)  1300(512)
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D Subminiature Accessories EMI Shielded Backshell

Locking Hardware for Snap-Together EMI Shielded Backshell

Recessed Jackscrew Extended Jackscrew Thumbscrew
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Part Number: 250-8501-004 Part Number: 250-8501-009 (M3) Part Number: 250-8501-013
Material: Brass _ 250-8501-010 (#4-40)  Material: Brass
Finish: Nickel Material: Brass Finish: Nickel
Quantity Required Finish: Nickel Quantity Required
per Connector: 2 Quantity Required per Connector: 2
per Connector: 2
Jackpost for In-Line Connections
Rectangular Nut Jackpost Jackpost Assembly
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Assembly consists of 1 rectangular nut,
1 jackpost, 1 #4-40 lock washer.

Part Number: D121073-19
Material: Brass

Finish: Nickel
Quantity Required

per Connector: 2

Dimensions are shown in mm (inch)
Dimensions subject to change 2011



