258 / 200GX / 200PHG

PROFESSIONAL HIGH QUALITY SOLDERING IRONS

XV TRON(C
TIP

Ref: 44-240503

Temp, op. max:460°C
Tip Size:5mm
Tip style:Conical

Ref: 44-240517

Temp, op. max:460°C
Tip Size:5mm
Tip type:Chisel

Ref: 44-240603

Temp, op. max:520°C
Tip Size:5mm
Tip type:Conical

Ref: 44-240617

= =
Temp, op. max:520°C
Tip Size:5mm

Tip type:Chisel



