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Metalfilm Resistors

CBR-11
(2 Flap FL24/10) 48 Values / 1.850 Pieces

Type/Brand: MBA 0204-50 (1,69 x 3,6mm) / Vishay Beyschlag
Wattage: 0,4W at +70°C

Value Range: 10Q-1MQ (E6/E12)

Tolerance: +1%

TC: 50ppm/°C

Values-Quantities Selection:

10 50x 15|25x| 22|25x| 33[25x| 47|25x| 68|25x

100(50x| 150(50x| 180(25x| 220(50x| 270|25x| 330|50x

390|25x| 470|50x| 560|25x| 680|50x| 820|25x| 1KO|50x

1K2|25x | 1K5([50x| 1K8|25x| 2K2|50x| 2K7|25x| 3K3|50x

3K9|25x| 4K7|50x| 5K6|25x| 6K8|[50x| 8K2[25x| 10K |50x

12K | 25x | 15K|[50x| 18K |25x| 22K|50x| 27K|25x| 33K|50x

39K |25x| 47K |50x| 56K |[25x| 68K |[50x| 82K |[25x|100K |50x

150K | 50x [ 220K | 50x | 330K | 50x | 470K | 50x | 680K | 50x| 1MO |50x

CBR-12

(2 Flap FL24/10) 48 Values / 1.480 Pieces

Type/Brand: MBB 0207-50 (2,59 x 6,3mm) / Vishay Beyschlag
Wattage: 0,6W at +70°C

Value Range: 10Q-1MQ (E6/E12)

Tolerance: +1%

TC: 50ppm/°C

Values-Quantities Selection:

10 (40x 15|120x| 22|20x| 33[20x| 47|20x| 68|20x

100(40x| 150(40x| 180(20x| 220(40x| 270|20x| 330|40x

390|20x| 470|40x| 560|20x| 680|40x| 820|20x| 1KO|40x

1K2|20x| 1K5([40x| 1K8|20x| 2K2|40x| 2K7]|20x| 3K3|40x

3K9|20x| 4K7[40x| 5K6[20x| 6K8[40x| 8K2[20x| 10K |40x

12K |20x| 15K |[40x| 18K|20x| 22K|40x| 27K|20x| 33K|40x

39K |20x| 47K|40x| 56K|20x| 68K |[40x| 82K|20x|100K|40x

150K | 40x [ 220K | 40x | 330K | 40x | 470K | 40x | 680K | 40x| 1MO |40x
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CBR-13

(6 Flap FL24/10) 144 Values / 3.715 Pieces

Type/Brand: MBA 0204-50 (1,69 x 3,6mm) / Vishay Beyschlag
Wattage: 0,4W at +70°C

Value Range: 1,00-10MQ (E12/E24)

Tolerance: +1%

TC: 50ppm/°C

Binder: CCO-70 (Dimensions: 318x260x70)

Values-Quantities Selection:

1140x| 1,2|25x| 1,5|40x| 1,8(25x| 2,2{40x| 2,7[25x

3,3(40x| 3,9|25x| 4,7(40x| 5,6(25x| 6,8[40x| 8,2(25x

10 (40x 11|10x 12|25x| 13|10x 15]|40x 16| 10x

18(25x| 20(10x| 22]40x| 24]|10x| 27|15x| 30|10x

33|40x| 36|10x| 39|25x| 43|10x| 47|40x| 51|10x

56 | 25x 62 [ 10x 68 [40x 75(10x 82 [25x 91 [10x

100|50x| 110|10x| 120|30x| 130|10x| 150|50x| 160|10x

180|30x| 20x[10x| 220|50x| 240|10x| 270|30x| 300|10x

330|50x| 360|10x| 390|30x| 43|10x| 470|50x| 510|10x

560(30x| 620|10x| 680|50x| 750|10x| 820(30x| 910(10x

1KO|50x| 1K1[10x| 1K2|30x| 1K3|10x| 1K5|50x| 1K6|10x

1K8|30x| 2KO|10x| 2K2|50x| 2K4|10x| 2K7|30x| 3KO|10x

3K3|50x| 3K6[10x| 3K9|[30x| 4K3|[10x| 4K7[50x| 5K1[10x

5K6|30x| 6K2[10x| 6K8|50x| 7K5[10x| 8K2[30x| 9K1|10x

10K|50x | 11K|[10x| 12K|30x| 13K|10x| 15K|50x| 16K|10x

18K|30x| 20K |[10x| 22K|50x| 24K|10x| 27K|30x| 30K|10x

33K |50x| 36K|10x| 39K|30x| 43K|10x| 47K|50x| 51K|10x

56K |30x| 62K|10x| 68K|50x| 75K|10x| 82K |30x| 91K|10x

100K |50x (110K |10x | 120K |30x|130K|10x|150K|50x| 160K | 10x

180K | 30x | 200K [ 10x | 220K | 50x | 240K | 10x | 270K | 30x [ 300K | 10x

330K |50x | 360K | 10x | 390K | 30x | 430K | 10x| 470K | 50x | 510K | 10x

560K [30x | 620K |10x | 680K |50x | 750K | 10x | 820K | 30x [ 910K | 10x

1IMO|40x| 1IM2|25x| 1M5|40x| 1M8([25x| 2M2|40x| 2M7 | 25X

3M3|40x| 3M9|25x| 4M7|40x| 5M6|25x| 6M8|40x| 10M |40x

REV: 28.10.2009

General Manager: Claudia Dinges Sachsstr. 6 D-50259 Pulheim
Value added tax no.: 121 859 595 Tel: +49 (2234)98 417-0 Fax:+49 (2234)98 417-19
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CBR-14

(6 Flap FL24/10) 144 Values / 3.080 Pieces

Type/Brand: MBB 0207-50 (2,59 x 6,3mm) / Vishay Beyschlag
Wattage: 0,6W at +70°C

Value Range: 1,00-10MQ (E12/E24)

Tolerance: +1%

TC: 50ppm/°C

Binder: CCO-70 (Dimensions: 318x260x70)

Values-Quantities Selection:

1|30x| 1,2|20x| 1,5|30x| 1,8{20x| 2,2|30x| 2,7|20x

3,3|30x| 3,9(/20x| 4,7(30x| 5,6(20x| 6,8(30x| 8,2(20x

10 30x 11|10x 12|20x| 13|10x 15| 30x 16| 10x

18(20x| 20(10x| 22|30x| 24]|10x| 27|20x| 30|10x

33|30x| 36|10x| 39|20x| 43|10x| 47|30x| 51|10x

56|20x| 62]|10x| 68|30x| 75|10x| 82|20x| 91|10x

100|40x| 110|10x| 120|25x| 130|10x| 150|40x| 160|10x

180|25x| 200(10x| 220|40x| 240|10x| 270|25x| 300|10x

330|40x| 360|10x| 390|25x| 430|10x| 470|40x| 510|10x

560(25x| 620|10x| 680|40x| 750|10x| 820(25x| 910(10x

1KO|40x| 1K1([10x| 1K2|25x| 1K3|10x| 1K5|40x| 1K6|10x

1K8|25x | 2KO|10x| 2K2|40x| 2K4|10x| 2K7|25x| 3KO|10x

3K3|[40x| 3K6[10x| 3K9|[25x| 4K3|[10x| 4K7[40x| 5K1[10x

5K6|25x| 6K2[10x| 6K8[40x| 7K5[10x| 8K2[25x| 9K1|10x

10K |40x| 11K|[10x| 12K|25x| 13K|10x| 15K|40x| 16K|10x

18K|25x | 20K |[10x| 22K|40x| 24K|10x| 27K|25x| 30K|10x

33K |40x| 36K|10x| 39K|25x| 43K|10x| 47K |[40x| 51K|10x

56K |25x| 62K|10x| 68K|40x| 75K|10x| 82K|25x| 91K|10x

100K |40x (110K |10x | 120K |25x|130K|10x|150K|40x| 160K | 10x

180K | 25x | 200K [ 10x | 220K | 40x | 240K | 10x | 270K | 25x [ 300K | 10x

330K |40x | 360K | 10x | 390K | 25x | 430K | 10x| 470K | 40x| 510K | 10x

560K [25x| 620K |10x | 680K | 40x | 750K | 10x | 820K | 25x [ 910K | 10x

1MO|40x| 1IM2|20x| 1M5|30x| 1M8[20x| 2M2|30x| 2M7|20x

3M3[30x| 3M9|20x| 4M7[30x| 5M6 |20x| 6M8|30x| 10M [30x

REV: 28.10.2009

General Manager: Claudia Dinges Sachsstr. 6 D-50259 Pulheim
Value added tax no.: 121 859 595 Tel: +49 (2234)98 417-0 Fax:+49 (2234)98 417-19
District Cologne HRB B 40146 http://www.nova-elektronik.de E-Mail: info@nova-elektronik.de

Tax no.: 203/5770/0270
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CBR-15

(10 Flap FL24/10) 240 Values / 9.600 Pieces

Type/Brand: MBA 0204-50 (1,69 x 3,6mm) / Vishay Beyschlag
Wattage: 0,4W at +70°C

Value Range: 10Q-1MQ (E48)

Tolerance: +1%

TC: 50ppm/°C

Binder: 2 x CCO-70 (Dimensions: 318x260x70)

Values-Quantities Selection:

240 Values x 40 = 9.600 Pieces (Exception: 953kOhm)

CBR-16

(10 Flap FL24/10) 240 Values / 7.200 Pieces

Type/Brand: MBB 0207-50 (2,59 x 6,3mm) / Vishay Beyschlag
Wattage: 0,6W at +70°C
Value Range: 10Q-1MQ (E48)

Tolerance:
+1%

TC: 50ppm/°C

Binder: 2 x CCO-70 (Dimensions: 318x260x70)

Values-Quantities Selection:

240 Values x 30 = 7.200 Pieces (Exception: 953KOhm)

CBR-17

(20 Flap FL24/10) 480 Values / 19.200 Pieces

Type/Brand: MBA 0204-50 (1,69 x 3,6mm) / Vishay Beyschlag
Wattage: 0,4W at +70°C

Value Range: 10Q-1MQ (E96)

Tolerance: +1%

TC: 50ppm/°C

Binder: 3 x CCO-70 (Dimensions: 318x260x70)

Values-Quantities Selection:

480 Values x 40 = 19.200 Pieces (Exception: 976KOhm)

REV: 28.10.2009

General Manager: Claudia Dinges Sachsstr. 6
Value added tax no.: 121 859 595 Tel: +49 (2234)98 417-0
District Cologne HRB B 40146 http://www.nova-elektronik.de

Tax no.: 203/5770/0270

D-50259 Pulheim
Fax:+49 (2234)98 417-19
E-Mail: info@nova-elektronik.de
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CBR-18

(20 Flap FL24/10) 480 Values / 14.400 Pieces

Type/Brand: MBB 0207-50 (2,59 x 6,3mm) / Vishay Beyschlag
Wattage: 0,6W at +70°C

Value Range: 10Q-1MQ (E96)

Tolerance: +1%

TC: 50ppm/°C

Binder: 3 x CCO-70 (Dimensions: 318x260x70)

Values-Quantities Selection:

480 Values x 30 = 14.400 Pieces (Exception: 976KOhm)

CBR-21

(2 Flap FL24/10) 48 Values / 1.920 Pieces

Type/Brand: MBA 0204-50 (1,69 x 3,6mm) / Vishay Beyschlag
Wattage: 0,4W at +70°

Value Range: 1,05MQ-10MQ (E48)

Tolerance: +1%

TC: 50ppm/°C

Values-Quantities Selection:

48 Values x 40 = 1.920 Pieces

REV: 28.10.2009

General Manager: Claudia Dinges Sachsstr. 6
Value added tax no.: 121 859 595 Tel: +49 (2234)98 417-0
District Cologne HRB B 40146 http://www.nova-elektronik.de

Tax no.: 203/5770/0270

D-50259 Pulheim
Fax:+49 (2234)98 417-19
E-Mail: info@nova-elektronik.de
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CCR-12

(2 Flap FL24/10) 48 Values / 1.110 Pieces

Type/Brand:

Size: 0207 (2,58x6,5mm)
Wattage: 0,6W at +70°C
Value Range: 10Q-1MQ (E6/E12)
Tolerance: 1%

TC: 50ppm/°C

Values-Quantities Selection:

MF0207 / Yageo Europe or alternative

10

30x

15

15x

22

15x

33

15x| 47

15x

68

15x

100

30x

150

30x

180

15x

220

30x| 270

15x

330

30x

390

15x

470

30x

560

15x

680

30x| 820

15x

1KO

30x

1K2

15x

1K5

30x

1K8

15x

2K2

30x| 2K7

15x

3K3

30x

3K9

15x

4K7

30x

5K6

15x

6K8

30x| 8K2

15x

10K

30x

12K

15x

15K

30x

18K

15x

22K

30x| 27K

15x

33K

30x

39K

15x

47K

30x

56K

15x

68K

30x| 82K

15x

100K

30x

150K

30x

220K

30x

330K

30x

470K

30x | 680K

30x

1MO

30x

REV: 28.10.2009

General Manager: Claudia Dinges
Value added tax no.: 121 859 595
District Cologne HRB B 40146
Tax no.: 203/5770/0270

Sachsstr. 6

Tel: +49 (2234)98 417-0
http://www.nova-elektronik.de

D-50259 Pulheim
Fax:+49 (2234)98 417-19
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CCR-13

(5 Flap FL24/10) 120 Values / 2.340 Pieces

Type/Brand: MF0207 / Yageo Europe or alternative
Size: 0207 (2,58x6,5mm)

Wattage: 0,6W at +70°C

Value Range: 10Q-1MQ (E24)

Tolerance: 1%

TC: 50ppm/°C

Binder: CCO-70 (Dimensions: 318x260x70)

Values-Quantities Selection:

10| 25x 11| 5x 12|10x 13| 5x 15| 25x 16| 5x

18(10x| 20| S5x| 22|25x| 24| 5x| 27|10x| 30| 5x

33|25x| 36| 5x| 39(10x| 43| 5x| A47(25x| 51| 5x

56(10x| 62| 5x| 68|25x| 75| 5x| 82|10x| 91| 5x

100|40x| 110|10x| 120|25x| 130|10x| 150|40x| 160|10x

180|25x| 200(10x| 220|40x| 240|10x| 270|25x| 300|10x

330({40x| 360|10x| 390|25x| 430|10x| 470(40x| 510(10x

560|25x| 620|10x| 680(40x| 750(10x| 820(25x| 910(10x

1KO|40x| 1K1([10x| 1K2|25x| 1K3|10x| 1K5|40x| 1K6|10x

1K8|25x| 2KO|10x| 2K2|40x| 2K4|10x| 2K7|25x| 3KO|10x

3K3|40x| 3K6|10x| 3K9|25x| 4K3|10x| 4K7[40x| 5K1|10x

5K6|25x| 6K2|10x| 6K8|40x| 7K5|10x| 8K2|[25x| 9K1|10x

10K |40x| 11K|[10x| 12K|25x| 13K|10x| 15K|40x| 16K|10x

18K|25x | 20K |[10x| 22K|40x| 24K|10x| 27K|25x| 30K|10x

33K |[40x| 36K |[10x| 39K |[25x| 43K|[10x| 47K|[40x| 51K|10x

56K |25x| 62K|10x| 68K|40x| 75K|10x| 82K|25x| 91K|10x

100K |40x (110K |10x | 120K |25x|130K|10x|150K|40x| 160K | 10x

180K | 25x | 200K [ 10x | 220K | 40x | 240K | 10x | 270K | 25x [ 300K | 10x

330K [40x | 360K |10x| 390K | 25x | 430K | 10x | 470K [40x [ 510K | 10x

560K | 25x | 620K | 10x | 680K | 40x | 750K | 10x | 820K | 25x| 1MO |40x

REV: 28.10.2009

General Manager: Claudia Dinges Sachsstr. 6 D-50259 Pulheim
Value added tax no.: 121 859 595 Tel: +49 (2234)98 417-0 Fax:+49 (2234)98 417-19
District Cologne HRB B 40146 http://www.nova-elektronik.de E-Mail: info@nova-elektronik.de

Tax no.: 203/5770/0270
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CCR-121

(2 Flaps FL24/10) 48 Values / 1.440 Pieces

Type/Brand: PRO1 (PPR193) / Pilkor
2,50%8,5mm

Size:

Values:
Wattage:

Tolerance:

TK:

100hm-1MOhm (E6)
1W bei +70°C
+5%
250ppm/°C

Values-Quantities Selection:

10

30x

15

30x

22

30x

33

30x

47

30x

68

30x

100

30x

150

30x

180

30x

220

30x

270

30x

330

30x

390

30x

470

30x

560

30x

680

30x

820

30x

1KO

30x

1K2

30x

1K5

30x

1K8

30x

2K2

30x

2K7

30x

3K3

30x

3K9

30x

4K7

30x

5K6

30x

6K8

30x

8K2

30x

10K

30x

12K

30x

15K

30x

18K

30x

22K

30x

27K

30x

33K

30x

39K

30x

47K

30x

56K

30x

68K

30x

82K

30x

100K

30x

150K

30x

220K

30x

330K

30x

470K

30x

680K

30x

1MO

30x

CCR-122

(2 Flaps FL24/10) 48 Values / 480 Pieces

Type/Brand: PR0O2 (PPR194)/ Pilkor
3,99x12mm

Size:

Values:
Wattage:

Tolerance:

TK:

100hm-1MOhm (E6)
2W bei +70°C
5%
250ppm/°C

Values-Quantities Selection:

10

10x

15

10x

22

10x

33

10x

47

10x

68

10x

100

10x

150

10x

180

10x

220

10x

270

10x

330

10x

390

10x

470

10x

560

10x

680

10x

820

10x

1KO

10x

1K2

10x

1K5

10x

1K8

10x

2K2

10x

2K7

10x

3K3

10x

3K9

10x

4K7

10x

5K6

10x

6K8

10x

8K2

10x

10K

10x

12K

10x

15K

10x

18K

10x

22K

10x

27K

10x

33K

10x

39K

10x

47K

10x

56K

10x

68K

10x

82K

10x

100K

10x

150K

10x

220K

10x

330K

10x

470K

10x

680K

10x

1MO0

10x

REV: 28.10.2009

General Manager: Claudia Dinges
Value added tax no.: 121 859 595
District Cologne HRB B 40146
Tax no.: 203/5770/0270

Sachsstr. 6
Tel: +49 (2234)98 417-0
http://www.nova-elektronik.de

D-50259 Pulheim
Fax:+49 (2234)98 417-19
E-Mail: info@nova-elektronik.de





