power one Hearing Aid Battery Assortment / Horgeréatebatterie Sortiment
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p675 |1.4 |845 [650* |Zinc-Air |5.4 |11.6 |1.85 |6 4600210416 341689 10 50
pl3 1.4 (390 [300 Zinc-Air (5.4 (7.9 ]0.83 |6 4606210416 |341764 10 50
p312 1.4 |220 |170 Zinc-Air (3.6 (7.9 |0.58 |6 4607210416 341801 10 50
pl0 1.4 (120 |95 Zinc-Air (3.6 (5.8 0.3 6 4610210416 341849 10 50
p5 1.4 (40 35 Zinc-Air (2.15 [5.75 |0.19 |6 4605210416 |341726 10 50
IMPLANT plus
|p675 |1.4 |760 |570 |zZinc-Air |5.4 |116 |1.85 |6  [46002210406 |009927 |10 50
Rechargeable / Wiederaufladbar
Nickel- 40 43752
p60hr 1.2 |75 60 Hydride |5.35 [11.5 |1.7 4 54600210414 (003901 10 50
Battery Charger for p60hr - - - - - 57004210101 |40 43752
Batterie Ladegerat fur p60hr 004496 1 44

*available in Q2 2004, current version 610 mAh / verfugbar im 2. Quartal 2004, derzeitige Version 610 mAh

**all capacity values according ANSI standard/ alle Kapazitatswerte gemessen nach ANSI Standard

www.powerone-batteries.com

9055



