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1. CABLE: 28AWG,UL20276,400MHZ,AL+B—FOIL,2 TWIST PAIRS,APPLE GRAY,0D=4.8mm,PVC JACKET

2. LENGTH:

3. CONNECTORS:IEEE 1394 6P * 1,IEEE 1394 4P * 1.(BLACK INSULATOR)

1800mm.

4, MOLD:IEEE 1394 TYPE.(OUT MOLDING WITH PVC)

5 CONTALTS:
1394 6 6 I'5 51 4 o4+2
1394 49 2 | 3 4 64
ORANGEBLUE|RED (GREEN| SHIELD ] HE | KE
SWIST PAIRSSWIST PAIRS 11.99.9418 | APPLEZX | 1800+30mm
6. OPEN/SHORT TEST: 100% TEST. 11.99.9430 | APPLEZ% | 3000+30mm
INSULATION:  MIN. 2M. 11.99.9445] APPLEJK | 4500F40mm
MADE IN CHINA
PE BAG(190*300%0.06 )
1PCS/PE BAG+ &G4
100PCS /CTN
COMPANY RL A ITEM NO. [11.99.9418 | NO B3939
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