Dimensions

A fully screened robust range of DIN connectors for use in instrumentation and audio
applications. Available in two finishes; bright nickel and non-reflective electrically
conductive matt black. Robust construction incorporating cable grip and strain relief.
This line socket mates with all standard and lockable plugs.

Manufactured to DIN 41524, 45322, 45326, 45327 and 45329.
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MATERIALS
HOUSING : Brass
Nickel Plated
MOULDING :NORYL SEl1
CONTACTS : Brass
Silver Plated
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