Male to Male Bobbin Mounts

VV Series

fiviSTOP

Note: The Max. Working Load figure is per bobbin not the distributed load
All dimensions are in mm, X = Amount the rubber is compressed (in mm) when under the maximum working load
338034

DxH Vx| °IRHD Max. X  Order Code

Working (mm)

Load

(kg)

8x8 M3x6 45 1.8 0.6 499-5880
8x8 M3x6 60 3.3 0.6  499-5892
10x8 M4x10 45 2.3 0.6  499-5909
10x8 M4x10 60 4.3 0.6  499-5910
20x20 M6x18 45 7.0 1.6  499-5922
20x20 M3x18 60 13.0 1.6  499-5934
20x25 M6x18 45 6.7 2.2  499-5946
20x25 M6x18 60 12.0 2.2  499-5958

25x13 M6x13 45 18.0 1.2 499-5960
25x15 M6x18 45 18.0 1.2 499-5971
25x15 M6x18 60 34.0 1.2  499-5983
25x20 M6x18 35 10.67 1.6  499-5995
25x20 M6x18 45 16.0 1.6  499-6008
25x20 Mo6x18 50 18.39 1.6  499-6010
25x20 Mo6x18 60 29.0 1.6  499-6021
25x22 M8x20 60 27.0 1.8  499-6033
25x25 M6x18 45 12.4 2.1 499-6045
25x25 M6x18 60 23.0 2.1 499-6057
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