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NOTES:

I Material - Brass CAZ60, halfl hard or steel 1050, 0.7254mm thick, Z28mm widfth.

2. Unspecified radius 135 RO.0Imm.
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X | Material - Dow Questra WALSO,
304 glass filled, natural color.
2. ltem Z insert molded into Item |.
R Flat side wall of Item 2 to be
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