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Laser Level 7230588 Laser Level Kit
Line Beam Lens/ 7230590 Split Beam Lens

7230606 Line Beam Lens
7230620 Instrument Tripod

Split Beam Lens/

Laser Level Kit

¢ 4" mini pocket laser level with 90° split beam and laser line lens options

o The laser level utilises advanced micro electronics

o Hexagonal heavy metal case with centrally located horizontal green level bubble

o Laser emitts a beam of a maximum 6mm point up to a distance of 150m

e The holder also incorporates a horizontal green level bubble

o Laser Level Kit:Each kit is supplied with a 100mm laser level, laser level holder, tripod, calibration wrench and batteries.

o Split Beam Lens:This splits the laser beam prism in two, giving both a 0° and 90° laser output. This is ideal for verification of
correct orientation of both the horizontal and vertical planes.

o Line Beam Lens:This deflects the laser beam to form a single projected line up to a distance of 5m. Ideal for alignment
applications or providing a 3-D cutting line guide.

¢ Instrument Tripod:Full size tripod with metal tipped rubber feet. Operating height: min. 430mm, max. 1220mm

WARNING: Class 2 laser. Do not stare into beam.
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Price Each
Order Code 171+ 3+ 6+ 12+ 24+
Laser level kit 723-0588 50.00 47.50 45.13 42.87 40.73
Split beam lens  723-0590 18.00 17.10 16.25 15.43 14.66
Line beam lens 723-0606 18.00 17.10 16.25 15.43 14.66
Instrument tripod  723-0620 25.00 23.75 22.56 21.43 20.36
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