
A range of right-angled printed circuit board mounting DIN sockets which enable any 
DIN plug to be interfaced with a PCB. 
 
MATERIAL : Noryl SE100-701 

SOCKET 
CURRENT    4 Amps 
RATING    34 V d.c. 24 V a.c. 
CONTACT    10 milli-ohms 
 RESISTANCE 
 
SOCKET TO PLUG 
EARTH LEG    100 milli-ohms 
 TO SHIELD 
INSULATION   103 mega-ohms 
 RESISTANCE 
TESTING    500 Volts 
 VOLTAGE 
CONTACT RETENTION 
 FORCE OF    0.8 N 
 EACH CONTACT 
 
WORKING TEMPERATURE  +70OC to -20OC 

Type Deltron No
2 Way 671-0200
3 Way 671-0300

5 Way 45° 671-0500
5 Way 60° 671-0510
5 Way Dice 671-0520

5 Way Dice-1 671-0530
6 Way 671-0600
7 Way 671-0700
8 Way 671-0800


