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NOTES:
1. MATERIAL:
CONTACT: COPPER ALUMINUM ALLOY
(MEETS OR EXCEEDS BERYLLIUM COPPER) )
PART NUMBER COLOR BODY:  NYLON 66 PER ASTM D4066 8. ADJACENT JACK CAP.: 1 pF MAX AT 1 MHz
2. CONTACT FINISH: GOLD 9. FOR STANDARD TIP PLUG: .080 [2 MM].
TJ—100—BLK BLACK
3. CURRENT RATING: 5 AMPS 10. PROBE ACCESS FROM BOTH ENDS.
TJ—100—RED RED 4. BREAKDOWN VOLTAGE: 2100 VRMS MINIMUM 11.  CONTACT PROTECTED FROM FLUX AND SOLDER.
5. CONTACT RESISTANCE: .005 OHM MAX .
Td—100—WHT WHITE 12.  WEIGHT: .0006 LBS.
6. FLAMMABILITY: UL94V—2
TJ—100—YEL YELLOW SELF—EXTINGUISHING
7. CONTINUOUS USE TEMPERATURE:
—40°F (—40°C) TO 185°F (85°C)
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