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NOTES:
/A SINGLE PACK IN ACCORDANCE WITH AMP SPEC 107-3275
/A 50 TRAY PACK IN ACCORDANCE WITH AMP SPEC 107-3275
/3\ Au PLATING OVER Ni PLATING OVER Cu PLATING
/A Ni PLATING OVER Cu PLATING
/\ TIN PLATING
/6\ RECOMMENDED SELF—TAPPING SCREW 2211084
7. RECOMMENDED MOUNT NUT 1-1634816-0
8. RECOMMENDED LOCKWASHER 1—1634817-0
9. CHARACTERISTICS
FREQUENCY RANGE: DC—2GHz
NOMINAL IMPEDANCE: 75 OHMS
WORKING VOLTAGE: 500V RMS
INSULATION RESISTANCE: 5000 MOHMS
DIELECTRIC WITHSTAND VOLTAGE: 1500V RMS
CONTACT RESISTANCE:
CENTRE CONTACT 1.5 mOHMS
OUTER CONTACT 0.2 mOHMS
10. MECHANICAL CHARACTERISTICS
DURABILITY: 50 CYCLES BNC R/A PCB SHIELDED SOCKET 75 OHM WITH MOUNTING POSTS
(1-1634508—0 & 6—1634508—0)
11. FOR TECHNICAL DATA REFER TO YOUR LOCAL TYCO ELECTRONICS SALES OFFICE 4557
| .
12. ALL DIMENSIONS ARE NOMINAL FOR REFERENCE ONLY UNLESS OTHERWISE STATED | 21.00
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BNC R/A PCB SHIELDED SOCKET 75 OHM WITH BOARD LOCKS
(1-1634508—1 & 6—1634508—1)
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BNC R/A PCB SHIELDED SOCKET 75 OHM WITHOUT MOUNTING POSTS
(1-1634508-2 & 6—1634508—2)
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0.2 X 4.5 DEEP(2PLC)
- -1 2 2 | — | - |BRASS /A\| BOARD LOCK 6
- | =1 =1 -121 2 |BrRASS /A\| MOUNTING POST 5
1 1 1 1 1 1 |BRASS /A\| SOLDER TAIL 4
RECOMMENDED PCB_LAYOUT RECOMMENDED PCB LAYOUT RECOMMENDED MOUNTING HOLE LIS ) O O O L =0 INSULATOR 3
WITH MOUNTING POSTS OR BOARD LOCKS WITHOUT MOUNTING POSTS MAX_PANEL THICKNESS: 5.5mm 1 1 1 1 1 1 |zINC ALLOY  A\|BODY 2
1 1 1 1 1 1 |BRASS A\ conTAaCT 1
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