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Specifications

AC 12P

SIZE :

1201 20x25rmirm 4. 724,720,987

COMNSTRUCTION :

® Dig-cost oluminurm housing

® (Sloss fiber reinforcad plastic:
Impefer are LIL 944-0 rafing

* |mpedonce protected

® | gader wirg of Terminal is available

OPERATING TEMPERATURE :

Ball earing - to +T5°C
Sleeve baaring - 10°C to +70°C
WEIGHT :
330 groms

Specitoalions are subjec! fo change without notice

RATED — rpeguency  MAX RATED  MAX. INPUT - sppep  MAX. AIR FLOW MAX. AIR NOISE
MODELNO.  BEARING  VOLTAGE " CURRENT POWER PRESSURE
VAC Hz A W RPM.  m*min CFM mmia0 NH:D  dB-A
el o 115 SIB0 1500130 14113 16002000 1.2211.53 434005330 210/260 0.08/0.10 30435
12P-115L% Sleeve
12P-230LEB Ball
F 230 SOI60 9ouED 1816 16002000 1.221.53 434006330 2A0/2.60 0.08/0.10 30735
12P-230LS _ Sleeve i
12P-115HB Ball
? 115 SOI60 1700150 1614 200002400 1611 SETHE5.5T 2645243 0100008 3942
12P-115H5 Sleave .
12P-230HE Ball
; : : 3 i 100, 342
12P-270HS Slesve 230 50060 95/85 1816 200002400 1.61/1.88 SE.T2/65.57 Z.64/2.43 010008 3%
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