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PLUG HOUSING : 040 ’“
CLEAR POLYCARBONATE SHIELD
ASSEMBLED
TERMINALS : ONTO HOUSING
PHOSPHOR BRONZE PLATED WITH (L40)
(0.00127 MM)/.000050 INCH MIN. GOLD IN = \ (6.60)
CONTACT AREA, (0.00127 MM)/.000050 INCH 055 w 580
MIN. PURE TIN IN PIERCE AREA BOTH OVER i :
(0.00127 MM)/.000050 INCH MIN. NICKEL 7 ‘
SHIELD : | J
COPPER ALLOY PLATED WITH (0.00254 MM)/ !
.000100 INCH MIN, BRIGHT TIN OVER
(0.00127 MM)/.000050 INCH MIN. NICKEL f |
2- PRODUCT SPECIFICATION : PS-95043 207 |
3- APPLICATION SPECIFICATION : AS-95043 el
4- PACKAGING SPECIFICATION : PK-95043 -109
5- PLUG FOR MATING WITH FCC 68 STYLE JACKS (0.80) 1325
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BOOT T
PAARSTSENMUBMLgER TOOLED DIS-\/?\/IBELTEER DIM A OIM B M'\/:ISK Pﬁiﬁ/ PCEE@%EG
COLOR RAL NBR
95043-188! YES | (5.10-5.60)/.200-.220 NO N/A N/A (5.60)/.220 | (6.60)/.260 | NO | A
95043-2881 YES é NO N/A N/A A A YES | A
95043-2891 YES YES BLACK 9005 YES | A
95043-2892 YES YES GREY 7012 YES | A
95043-2893 YES YES GREEN 6016 YES | A
95043-2894 YES YES RED 3000 YES | A
95043-2895 YES YES YELLOW 1021 YES | A
95043-2896 YES %} YES BLUE 5015 YES | A
95043-3891 YES YES BLACK 9005 W W YES | 1000 A
95043-689| YES | (5.10-5.60)/.200-.220 | YES BLACK 9005 (5.60)/.220 | (6.60)/.260 | YES 5 B
95043-488| YES |(5.60-6.20)/.220-.244 | NO N/A N/A (6.20)/.244 | (1.20)/.283 | NO | A
95043-5881 | YES A NO N/A N/A A A YES | A
95043-5891 YES YES BLACK 9005 YES | A
95043-5892 YES YES GREY 7012 YES | A
95043-5893 YES YES GREEN 6016 YES | A
95043-5894 YES YES RED 3000 YES | A
95043-5895 YES W YES YELLOW 1021 W YES | A
95043-5896 YES |(5.60-6.20)/.220-.244 | YES BLUE 5015 (6.20)/.244 | (1.20)/.283 | YES | A
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