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Ø 6-35 mm

� for crushing-free cutting of 
ribbon cable up to 56 mm
width

� exchangeable cutting base
with fence angle for 
rectangular cuts 

� replaceable, conventional 
trapezoidal blade 

� with opening spring and 
locking device 

� handles and blade mounting
made of high-strength special
grade steel 

94 Cutter for Ribbon Cables

94 Cutter for Plastic Pipes, for the Electrical Installation

Article-No. 9 EAN- 9 Capacity �

Length Code
mm 4003773- ø mm g

94 10 185 047025 6.0 - 35.0 560
94 19 185 047032 spare blade for 94 10 185 50

� for clean cutting of plastic
pipes (e.g. plastic clad pipes)
with 6 - 35 mm dia. 

� not suitable for cutting cables
� blade is replaceable and can be

retracted in any position 
� low force requirement due to

special blade geometry and
optimum transmission 

� minimum operator fatigue due
to ergonomic handle design
and ratchet blade feed 
in stages 

� die-cast aluminium body, red
lacquered

� blade made of tool steel, 
oil-hardened and tempered

Article-No. 9 EAN- 9 Head 9 Handles 9 Blade length �

Length Code
mm 4003773- g

94 15 215 046011 chrome plated plastic coated 56 mm 345
94 19 215 046219 spare blade 50




