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98 Compact Tool Case, 17 parts

� shock-resistant plastic case 
� containing a range of 

conventional KNIPEX safety
tools, tested according to 
DIN EN/IEC 60900

Article- 0 EAN- 0 Contents: 0 Article
No. 0 Code 0 Article-No. 0 Length/Size

4003773-

98 99 11 026624 03 07 200 Combination Plier 200mm
70 07 160 Diagonal Cutter 160mm
98 20 35 Screwdriver, for slotted screws 3.5mm
98 20 40 Screwdriver, for slotted screws 4.0mm
98 20 55 Screwdriver, for slotted screws 5.5mm
98 24 00 Screwdriver, Phillips Gr. 0
98 42 Reversible Ratchet 265mm
98 45 125 Extension Bar 125mm
98 45 250 Extension Bar 250mm
98 47 10 Hexagon Socket SW 10mm
98 47 11 Hexagon Socket SW 11mm
98 47 12 Hexagon Socket SW 12mm
98 47 13 Hexagon Socket SW 13mm
98 47 14 Hexagon Socket SW 14mm
98 47 17 Hexagon Socket SW 17mm
98 47 19 Hexagon Socket SW 19mm
98 52 Cable Knife 180mm

Drive

1
2
"

with safety tools

98 Junior Hacksaw

� saw blade for metal and wood
with 25 teeth per inch,
exchangeable

� tested according to 
DIN EN/IEC 60900Article-No. 9 EAN- 9 saw blade �

Code Length Length
4003773- mm mm g

98 90 028321 150 240 170

98 Insulating Mats
� for protection when working

live or close to live parts
� tested according to VDE 0680/1

Article-No. 9 EAN- 9 Dimensions �

Code Thickness
4003773- mm mm g

98 67 05 026600 500 x 500 1.6 460
98 67 10 026617 1000 x 1000 1.6 1940

from rubber




