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Specifications
. RoHS
7 7 Current rating : 16Amp AC300V Compliant
« Insulation withstands . ) P
A A A L # volt : AC2000V min
N insuation resistance >2000MQ DC200V
12503 0472) @mmqmmo: _ﬁm_.:u:mqmzo: .A omm °
1.80.3 (0.071") <<"” wmﬂMmm:mﬁ 1 14~24AWG
_ Screw torque : 7lb-inch
1.5 (20.059")
PCB Layout CONFIRMED & ACCEPTED BY
Material Plating/Finish Remarks
1 Insulating body Polyamide 66(UL94V-0) Green
/ 2 Cover Polyamide 66(UL94V-0) Green
3 Screw Steel Zicc+Cr+*
4 Wire guard Steel Zicc+Cr+2
5 Cage clamp Steel Zicc+Cr+2
6 Contact Phosphor bronze Tin plated
A%0.5
[—— 12:0.3(0.472") All Materials are lead
free according to EU
Patch : 5.08mm(0.200inch)
Poles | A(mm)| A(inch) [ Poles| A(mm)| A(inch)
2 10.16 | 0.400 15 76.20 | 3.000
3 15.24 | 0.600 16 81.28 | 3.200
4 20.32 | 0.800 17 86.36 | 3.400
5 25.40 { 1.000 18 91.44 | 3.600
T 6 30.48 { 1.200 19 96.52 | 3.800
L 7 35.56 | 1.400 20 101.60| 4.000
8 40.64 | 1.600 21 106.68| 4.200
9 45.72 | 1.800 22 111.76 | 4.400
10 50.80 | 2.000 23 116.84| 4.800
11 55.88 | 2.200 24 121.92| 5.000
—_— |——————  1.840.3 (0.071") 1£0.1 (0.039") _ _ 5108201 (02007 12 @O@@ NL.OO Nm ANNOO
. _ _ 13 | 66.40 | 2.600
4.5+0.3 (0.177") - 14 7112 ] 2.800
Part Number Table
Dimensions : Inches (mm)
Description Part Number
Pluggable Header ME030-50802
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