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Specifications:
Current rating : 3.0A ac/dc.
Voltage rating : 250V ac/dc.
Maximum contact resistance : 20mQ.
Minimum insulation resistance : 1000MQ.

Withstanding voltage

: 600V ac for one minute.

Dimensions : Millimetres

Operating temperature range
Material and Finish:

: -40°C to +105°C.

Insulator : High temperature plastic (nylon 6T).
Contact : Phosphor bronze.
Plating : Gold plated.
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Engineering Dimension
Number of Positions A B Part Number
18 43.18 45.72 2212BR-18G
Dimensions : Millimetres
Part Number Explanation:
2212 BR - 18 G -
Horizontal Entry Number of Positions Plated Dip Type
Single Rows
Plated : G = Gold Plated.
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