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FEATURES AND SPECIFICATIONS

 

2.54mm (.100") Pitch 
KK

 

®

 

 
Crimp Terminal Housing 

2695/6471

 

Features and Benefits

 

■

 

Sizes 1 to 25 circuits 

 

■

 

6471 is end-to-end stackable (2 housings only) 

 

■

 

2695 version with or without locking ramp and 
polarizing ribs

 

Reference Information 

 

Product Specification: PS-10-07 
Packaging: Bag 
UL File No.: E29179 
CSA File No.: LR19980 
Mates With: Molex KK 2.54mm (.100") pitch headers and 

0.04mm (.025") pins
Use With: 2695—2759, 6459 or 41572 terminals 

6471—4809 terminals 
Designed In: Inches 

 

Electrical* 

 

Voltage: 250V 
Current: Phosphor Bronze—4.0A max. 

Brass—2.5A max.
Contact Resistance: 20m

 

Ω

 

 max. 
Dielectric Withstanding Voltage: 1500V AC 
Insulation Resistance: 50K M

 

Ω

 

 min. 

 

Mechanical* 

 

Contact Insertion Force: 681g (1.5 lb) max. 
Contact Retention to Housing: 3.63kg (8 lb) min. 
Mating Force: 199g max. 
Unmating Force: 57g min. 
Normal Force: 200g min. 

 

Physical 

 

Housing: 2695—Red nylon, UL 94V-0 
6471—White nylon, UL 94V-0 

Temperature: 0 to +75˚C 

Order No. 
Polarizing Key 15-04-9209 
Polarizing Peg 15-04-9210
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