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Notes:
. Material : C1008 steel
W.Ww%_wﬂ_#mmﬂjmﬁmﬂ - 5.0mm Plating : Bright nickel chrome
6.14 Ring diameter :1.8mm
156.0 Rib diameter :2.3mm
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Part Number Table
0.26 in - 6.5mm
Description Part Number
Dimensions : Inches (mm) Wire Form Fan Guard MC32681
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