PC/104, PC/104-Plus, VarPol connector
Socket connector
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Dimensions in mm

Hole pattern Hole pattern

Press-fit technology

Termination length
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No. of 57 o= <]
5um Sn 930-61nn0 - -
max. 32

0.25 ym Au 930-61nn4 930-66nn4 930-66nn5

5um Sn 936-61nn0 - -
0.25 ym Au 936-61nn4 936-66nn4 936-66nn5
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PC/104, PC/104-Plus, VarPol connector
Socket connector

On request Note Ordering note
— Press-fit tool — * Rear mating zone Ni, Au — nn = no. of contacts/row
— Support tool — Example for female connector: 2-row, 28 contacts,
0.25 pm Au, 15 mm termination length 936-66145
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