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1.0 ELECTRICAL
1.1 FREQUENCY RANGE: DC—-900 MHz
1.2 NOMINAL IMPEDANCE: 50 OHM
2.0 MATERIALS
2.1 BODIES: BRASS PER JIS-C3604
2.2 CENTER CONTACT: BERYLLIUM COPPER PER ASTM B196 UNS C17300
2.3 INSULATION: TEFLON PER ASTM D1457 AND ASTM D1710
3.0 FINISHES AND OTHERS APPROVED oy DATE:
3.1 SEE BELOW TABLE FOR DETAILS.
4.0 ENVIRONMENTAL DESCRIPTION | FME PLUG TO SMA JACK
4.1 OPERATING TEMPERATURE RANGE: —-55° C TO +125° C =
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2 | CENTER CONTACT | BERYLLIUM COPPER| 1 [GOLD Jacky B mm
1 | INSULATION TEFLON 1 |NONE 5 [APPROVAL | XXX [+0.05 [ - TSCALR EWtfEEEF R ARED A
NO | DESCRIPTION MATERIAL Q' TY FINISH E| Lewis [ANGLE|x5" |#l| 4:1 CHIN NAN PRECISION ELECTRONICS CO.,LTD.
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