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3SB3 Pushbutton Units and Indicator Lights, 22 mm
Accessories and Spare Parts

Miscellaneous accessories

. Selection and ordering data

Version Use Color DT Order No. Price PU PS* PG Weight
per PU  (UNIT, per PU
SET, M) approx.
kg
Protective collars
Protective collars for E-STOP Yellow 3SB39 21-0AK 1 1 unit 102 0.044
EMERGENCY STOP"  mushroom push-
for round version buttons without
for front plate mounting key-operated
switch
E-STOP Yellow B 3SB39 21-0AX 1 1 unit 102 0.053

mushroom push-
buttons with key-
operated switch

Protective collars for 3SB3...-1AA20 Yellow 3SB39 21-0CG 1 1 unit 102 0.044
EMERGENCY STOP  E-STOP

for 5 padlocks ) mushroom

for round version pushbuttons

for front plate mounting

Sun collars llluminated Black B 3SB39 21-0AS 1 1 unit 102 0.003
for round version pushbuttons

for front plate mounting

Blanking plugs spare command positions

Blanking plugs Black 3SB39 21-0AA 1 10 units 102 0.012
for plastic version,
round

Blanking plugs Black B 3SB39 41-0AA 1 1 unit 102 0.013
for plastic version,
square

Blanking plugs Aluminized B 3SB19 02-0AQ 1 10 units 102 0.081
for metal version, round

2
v

-

) The protective collar must only be used to protect against inadvertent
actuating and must be fitted to allow unimpeded access to the
EMERGENCY-STOP mushroom pushbutton.

Version Use Inscription DT Order No. Price PU pPS* PG Weight
per PU  (UNIT, per PU
SET, M) approx.

kg

Yellow name plates, as backing plate for EMERGENCY STOP

Name plates, round, E-STOP Blank B 3SB39 21-0AB 1 1 unit 102 0.002
self-adhesive, mushroom . . :
external dia. 80 mm, pushbuttons élagngL;?gSe;. B 3SB39 21-0BW 1 1 unit 102 0.001
drilled hole 23 mm (round o )
version) NOT-AUS B 3SB39 21-0AC 1 1 unit 102 0.001
NOT-HALT B 3SB39 41-0AK 1 1 unit 102 0.001
EMERGENCY B 3SB39 21-0AD 1 1 unit 102 0.001
STOP
ARRET B 3SB39 21-0AG 1 1 unit 102 0.002
D’URGENCE
EMERGENZA B 3SB39 21-0AN 1 1 unit 102 0.002
e illuminable, Blank 3SB39 21-0DA 1 1 unit 102
can be used for
signalling E-STOP
Name plates, round, E-STOP Blank B 3SB39 41-0AB 1 1 unit 102 0.001
self-adhesive, mUShroom — NOTAUS B 3SB39 41-0AC 1 Tunit 102 0.001
external dia. 80 mm, pushbuttons
cut-out (square EMERGENCY B 3SB39 41-0AD 1 1unit 102 0.002
26 mm x 26 mm version) STOP
Name p!ates, round, E-STOP Blank B 3SB19 02-2BA 1 1 unit 102 0.006
1 mm thick, mushroom — \OTAUS B 3SB19 02-2BB 1 1 unit 102 0.006

external dia. 75 mm, pushbuttons
drilled hole 22.5 mm (round
version)

*You can order this quantity or a multiple thereof.
Siemens LV 1 - 2007 9/79



	Commanding and Signaling Devices
	Introduction
	3SB2 Pushbutton Units and Indicator Lights, 16 mm
	Accessories and Spare Parts
	Insert labels and insert caps
	Name plates
	Mounting parts and components

	General data
	Complete units
	Actuators and indicators
	Contact blocks and lampholders

	3SB3 Pushbutton Units and Indicator Lights, 22 mm
	Actuators and Indicators, Plastic, Round
	Complete units
	Coordinate switches, complete
	Actuators and indicators

	Actuators and Indicators, Plastic, Square
	Complete units
	Actuators and indicators

	Actuators and Indicators, Metal, Round
	Complete units
	Actuators and indicators

	Components for Actuators and Indicators
	Contact blocks and lampholders
	AS-Interface F adapters for EMERGENCY-STOP control devices
	Special locks

	Inscriptions
	Laser inscriptions
	Inscriptions by laser printer
	Insert labels
	Name plates

	Accessories and Spare Parts
	Buttons and lenses
	Lamps, acoustic signal transformers and keys
	Protective covers
	Miscellaneous accessories

	Enclosures
	General data
	Enclosures with standard fittings
	Empty enclosures
	Customer-specific enclosures
	Contact blocks and lampholders
	Labeling plates for enclosures
	Accessories for enclosures

	AS-Interface Enclosures
	General data
	AS-Interface enclosures with standard fittings
	Components for AS-Interface enclosures

	General data

	3SB3 Two-Hand Operation Consoles
	Molded-plastic and metal enclosures

	3SE7, 3SF2 Cable-Operated Switches
	3SE7 metal enclosures
	3SF2 AS-Interface cable-operated switches

	3SE2, 3SE3 Foot Switches
	Molded-plastic and metal enclosures

	8WD4 Signaling Columns
	General data
	8WD42 signaling columns, 50 mm diameter
	8WD44 signaling columns, 70 mm diameter

	8WD5 Integrated Signal Lamps
	8WD53 integrated signal lamps, 70 mm diameter





