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Model VT201

Non-Contact Voltage Detector o
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VT201 Specifications o
Voltages 70 to 400 V AC 2
Frequency 50/60 Hz m
Operating Distance Approx 2 inches (5 cm) n
Actuator Black pushbutton e
Visible Red LED o
Audible Beeper that increases in frequency as proximity to voltage increases b |
Safety Agency Approvals UL and cULus

Qarranty 90 Days
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* Safe non-contact detection of voltages
from70V to 440 V

* Visible LED actively blinks at the presence
of AC Voltage

* Easy-to-hear speaker output at the
presence of AC Voltage

* No direct electrical contact necessary

e Batteries included

* Pocket Clip




Model VT201
Non-Contact Voltage Detector

Meterman.
The right tool for the job:
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