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Type Size Rating Category Description Part No. 

Incandescent T10 12V 2.2W - T-3¼ Wedgebase Lamp 510LF 
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Drawing Not To Scale 
All Dimensions In mm 

 

PHOTOMETRY DATA 
TEST CURRENT (mA) LIGHT OUTPUT (Lm) LIFE  

VOLTS Min. Nom. Max. Min. Nom. Max. (Hours) 
13.0 168 202 237 18.8 22.6 26.4 1,000 

 
NOTES: 
1) W2.1x 9.5d in accordance with IEC 61-1, (BS EN 60061-1), sheet 7004-91-x. 
2) C-2V filament shape. 
3) Lamp Marking: CML 510 12V 2.2W. 
4) RoHS compliant 
  
  

 


