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Section 17
Push Buttons and Operator Interface

16 mm XB6 22 mm XB4
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30 mm Type K 30 mm Type SK

30 mm Type KX Type KY Enclosure

Pendant Stations Type B
Wall Station

XVL
Compact Light

Type O
Compact Light

Type J
Compact Light

Indicating Banks

Type A
Foot Switch
9/8/03
9/8/03

22 and 30 mm Most Common Complete Operators
Class 9001 Type K, SK—30 mm and XB4-XB5 22 mm most common 

complete operators assembled with contact blocks and suggested legend 
plates. Start-Stop and Hand-Of-Auto are just a few of the configurations 
offered in this simplified quick selector.

17-2

16 mm Push Buttons
XB6 16 mm Push Buttons, selector switches, and pilot lights with a plastic 

bezel are intended for machine adjustment and set-up, such as conveyor 
systems and measuring equipment.

17-4

22 mm Push Buttons
XB4 22 mm Push Buttons, selector switches, and pilot lights with a metal 

bezel are designed for industrial applications. They combine ease of 
installation and robustness.

17-15

XB5 22 mm is the plastic version of the XB4 unit and is particularly suitable 
for applications requiring a resistance to chemical agents and/or double 
electrical insulation.

17-34

30 mm Push Buttons
Class 9001 Type K Heavy Duty Oiltight/Watertight Control Units and 

Stations are intended primarily for machine tool and industrial applications.
17-55

Class 9001 Type SK Non-Metallic Watertight operators are designed for use 
in highly corrosive areas. 

17-68

Class 9001 Type KX operators are Square Multifunction Control Units that 
mount in a Type K mounting hole. This highly versatile line saves space by 
combining push buttons and pilot lights into one common operator. 

17-87

Class 9001 Type KY Heavy Duty Control Stations are ideally suited for 
commercial and industrial applications.

17-102

Indicating Banks and Beacons
XVB and XVP Indicating Banks and Beacons provide instant communication 

within work groups and across the factory floor. These highly visible, 
illuminated indicating banks of colored lights and audible alarms enable 
factory personnel to monitor and control production quality in large 
automated areas. They also provide 360° indication.

17-108

Pendant Stations
Square D has a full line of pendant stations for most crane and hoist 

applications. Our pendants range from the light to medium duty BW and 
XAC pendants to the heavy duty SKYP pendants.

17-115

Compact Pilot Lights
The Compact Pilot light ranges include the Type J pilot light, push-to-test and 

remote test types available in incandescent and LED. The Type O is a low 
cost incandescent and the XVL are miniature LED type.

17-106

Foot Switches
The Type A foot switch is a heavy duty industrial foot switch which can be 

used in a variety of industrial applications.
17-120

Rotary Cam Switches – A New Extended Offer
K10, K2 and K30–K150 Rotary Cam Switches. Miniature, Custom and 

Power Switching Cam Switches provide an inexpensive and versatile 
means of switching from 10 A logic control through 150 A power switching.

17-122

Control Stations & Enclosures
XAL control stations are available pre-assembled or custom assembled. 

These control stations use push buttons and pilot lights from the XB5 
22 mm range. XAP enclosures are available in glass reinforced polyester, 
die cast metal and flush mount.

17-95

Type B Standard Duty Control Stations in 1, 2 and 3 button configurations 
are available as predetermined complete stations.

17-99
17-1



Push Buttons
Class 9001 Type K, SK—30 mm
Common Operators, Complete with Contact Blocks

www.SquareD.com
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BLACK—Start Push Buttons
Operator 

Style Description Contact 
Block Type Price Legend 

Plate Price

30 mm
Industrial
(Metal)

KR1BH13 $54. KN201 $2.90

30 mm
Corrosion 
Resistant

(Non-Metallic)

SKR1BH13 54. KN101SP 2.90

BLACK—Off-On Selector Switch

Operator
Style Description

Contact
Sequence
(Contact 

Block
Included)

Type Price Legend
Plate Price

30 mm
Industrial 
(Metal)

KS11BH13 $64. KN244 $2.90

30 mm
Corrosion
Resistant

(Non-Metallic)

SKS11BH13 64. KN144SP 2.90

RED—120 Vac—On Pilot Light

Operator Style Description Type Price Legend 
Plate Price

30 mm
Industrial
(Metal)

KP1R31 $102. KN203 $2.90

30 mm
Corrosion Resistant

(Non-Metallic)
SKP1R31 102. KN103SP 2.90

RED—120 Vac—On Push-To-Test Pilot Light

Operator Style Description Type Price Legend 
Plate Price

30 mm
Industrial
(M TJ
f
6.21 0 TD
-0.026 Style
17
K
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Push Buttons
XB4–XB5 22 mm

Common Operators, Complete with Contact Blocks
ww.SquareD.com
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BLACK—Start Push Buttons (flush head)
Operator 

Style Description Contact 
Block Type Price Legend 

Plate Price

XB4 Die Cast 
Chrome

1 N.O.

XB4BA21 $17.50 ZBY2303 $1.70

XB5 Double 
Insulated

1 N.O.

XB5AA21 17.50 ZBY2303 1.70

BLACK—Off-On Selector Switch
Operator

Style Description Contact 
Block Type Price Legend

Plate Price

XB4 Die Cast 
Chrome

1 N.O.

XB4BD21 $23.00 ZBY2367 $1.70

XB5 Double 
Insulated

1 N.O.

XB5AD21 23.00 ZBY2367 1.70

RED—120 Vac LED—On Pilot Light
Operator 

Style Description Light Module Type Price Legend 
Plate Price

XB4 Die Cast 
Chrome

120 Vac
Red LED XB4BVG4 $32.40 ZBY2311 $1.70

XB5 Double 
Insulated

120 Vac
Red LED XB5AVG4 32.40 ZBY2311 1.70

RED—40 mm Mushroom Emergency Stop (Push-Pull)
Operator 

Style Description Contact 
Block Type Price Legend 

Plate Price

XB4 Die Cast 
Chrome

1 N.C.

XB4BT42 $31.20 ZBY9330 $1.70

XB5 Double 
Insulated

1 N.C.

XB5AT42 31.20 ZBY9330 1.70
© 20
All R
8/1/
 

RED—Stop Push Buttons (extended head)
Operator

Style Description Contact
Block Type Price Legend

Plate Price

XB4 Die Cast 
Chrome

1 N.C.

XB4BL42 $17.50 ZBY2304 $1.70

XB5 Double 
Insulated

1 N.C.

XB5AL42 17.50 ZBY2304 1.70

Hand-Off-Auto Selector Switch
Operator

Style Description Contact 
Block Type Price Legend

Plate Price

XB4 Die Cast 
Chrome

1 N.O.

XB4BD33 $31.10 ZBY2387 $1.70

XB5 Double 
Insulated

2 N.O.

XB5AD33 31.10 ZBY2387 1.70

GREEN—120 Vac LED—Off Pilot Light
Operator 

Style Description Light 
Module Type Price Legend 

Plate Price

XB4 Die Cast 
Chrome

120 Vac
Green LED XB4BVG3 $32.40 ZBY2312 $1.70

XB5 Double 
Insulated

120 Vac
Green LED XB5AVG3 32.40 ZBY2312 1.70

RED—40 mm Mushroom Emergency Stop (Turn-To-Release)

Operator 
Style Description Contact 

Block Type Price

Legend 
Plate 

60 mm 
Round

Price

XB4 Die Cast 
Chrome

1 N.C.

XB4BS542 $50.00 ZBY9330 $1.70

XB5 Double 
Insulated

1 N.C.

XB5AS542 50.00 ZBY9330 1.70
File
CCN

E164353
NKCR

File
Class

LR 44087
3211 03

File
CCN

E164353
NKCR 2
For additional information, reference Catalog #9001CT0001.
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Push Buttons—XB6 16 mm
Characteristics and Complete Devices www.SquareD.com
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Characteristics

Environment

Conforming to standards IEC 947-1, IEC 947-5-1, IEC 947-5-4, EN 60947-5-1, JIS C 4520 and 852, UL 508, 
CSA C22.2 No. 14

Product certifications UL, CSA 
ASE, BV, JIS, RINA, LROS, DNV, GL: pending

Degree of protection Conforming to IEC 529 & NF C 20-010
Conforming to UL 50 & CSA C22.2 No. 94

IP65
Type 1, 4, 4X and 12 (not for key selector switches)

Electrical characteristics of LED pilot lights

Voltage Limits, Current Draw
12–24 V 6–30 Vac/dc, 15 mA

120 V 48–120 Vac, 20 mA

Electrical characteristics of contacts

Rated operational characteristics
AC-15 B300, Ue = 240 Vac and Ie = 1.5 A or Ue 120 Vac and Ie = 3 A Continuous Thermal Current 5 A

DC-13 R300, Ue = 250 Vdc and Ie = 0.1 A or Ue = 125 Vdc and Ie = 0.22 A

Cabling By Quick Connectors/Solder tabs 0.11 x 0.02 in. (2.8 x 0.5 mm)

Marked

File E164353
CCN NKCR

File LR 44087
Class 3211 03
17

XB6DW•••B

XB6CE•••B

XB6AF•••B
Note: Illuminated Push Buttons 120 Vac LED are available as Complete Units with Quick Connectors/Solder Tabs. 
Use 12–24 V table above. Change Voltage Code (2nd B) to “G”. Example: XB6DW1B1B (White 24 V, 1 N.O.) 
becomes XB6DW1G1B.

Illuminated Push Buttons (12–24 Vac/Vdc LED included)
Complete Units with Quick Connectors/Solder Tabs

Type of Push
Type of Contact

Color
Rectangular Square Round

Price

N.O. N.C. Catalog Number

Flush, 
spring return

1 . . .

White XB6DW1B1B XB6CW1B1B XB6AW1B1B

$20.20
Green XB6DW3B1B XB6CW3B1B XB6AW3B1B

Yellow XB6DW5B1B XB6CW5B1B XB6AW5B1B

Blue XB6DW6B1B XB6CW6B1B XB6AW6B1B

. . . 1 Red XB6DW4B2B XB6CW4B2B XB6AW4B2B 20.20

1 1

White XB6DW1B5B XB6CW1B5B XB6AW1B5B

23.80

Green XB6DW3B5B XB6CW3B5B XB6AW3B5B

Red XB6DW4B5B XB6CW4B5B XB6AW4B5B

Yellow XB6DW5B5B XB6CW5B5B XB6AW5B5B

Blue XB6DW6B5B XB6CW6B5B XB6AW6B5B

Flush, maintained

1 . . .

White XB6DF1B1B XB6CF1B1B XB6AF1B1B

20.20
Green XB6DF3B1B XB6CF3B1B XB6AF3B1B

Yellow XB6DF5B1B XB6CF5B1B XB6AF5B1B

Blue XB6DF6B1B XB6CF6B1B XB6AF6B1B

. . . 1 Red XB6DF4B2B XB6CF4B2B XB6AF4B2B 20.20

1 1

White XB6DF1B5B XB6CF1B5B XB6AF1B5B

23.80

Green XB6DF3B5B XB6CF3B5B XB6AF3B5B

Red XB6DF4B5B XB6CF4B5B XB6AF4B5B

Yellow XB6DF5B5B XB6CF5B5B XB6AF5B5B

Blue XB6DF6B5B XB6CF6B5B XB6AF6B5B

Extended, 
spring return

1 . . .

White XB6DE1B1B XB6CE1B1B XB6AE1B1B

20.20
Green XB6DE3B1B XB6CE3B1B XB6AE3B1B

Yellow XB6DE5B1B XB6CE5B1B XB6AE5B1B

Blue XB6DE6B1B XB6CE6B1B XB6AE6B1B

. . . 1 Red XB6DE4B2B XB6CE4B2B XB6AE4B2B 20.20

1 1

White XB6DE1B5B XB6CE1B5B XB6AE1B5B

23.80

Green XB6DE3B5B XB6CE3B5B XB6AE3B5B

Red XB6DE4B5B XB6CE4B5B XB6AE4B5B

Yellow XB6DE5B5B XB6CE5B5B XB6AE5B5B

Blue XB6DE6B5B XB6CE6B5B XB6AE6B5B
© 2004 Schneider Electric

For additional information, reference Catalog #9001CT0001.
ved
/04
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Push Buttons—XB6 16 mm
Complete Deviceswww.SquareD.com

For the most up-to-date information
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Push Buttons—XB6 16 mm
Complete Devices www.SquareD.com

For the most up-to-date information
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XB6DD•••B

XB6CD•••B

XB6AD•••B

XB6DG••B

XB6CG••B

XB6AG••B
Indicates key withdrawal position.

a As viewed from the front of the panel.

Selector Switches (Switching Angle: Handle: 60°, Key: 70°)
Complete Units with Quick Connectors/Solder Tabs

Type of 
Operator

Type of Contact Number and Type of 
Positions Rectangular Square Round

Price

N.O. N.C. Catalog Number

Handle

1 . . . 2-maintained XB6DD221B XB6CD221B XB6AD221B $13.50

1 1

2-maintained XB6DD225B XB6CD225B XB6AD225B 17.10

3-maintained XB6DD235B XB6CD235B XB6AD235B 17.10

2 . . . 3-maintained XB6DD233B XB6CD233B XB6AD233B 17.10

Type of 
Operator

Type of Contact Number and Type of 
Positions Rectangular Square Round Price

N.O. N.C. Catalog Number

Key

1 1

2-maintained XB6DGC5B XB6CGC5B XB6AGC5B $31.10

2-maintained XB6DGB5B XB6CGB5B XB6AGB5B 31.10

3-maintained XB6DGH5B XB6CGH5B XB6AGH5B 31.10

2 . . . 3-maintained XB6DGH3B XB6CGH3B XB6AGH3B 31.10

Selector Switch Sequence 
2 Position Selector Switch

Contact block guide a

O X 1 N.O. (left or right)

X O 1 N.C. (left or right)

O X 1 N.O.

and

X O 1 N.C.

3 Position Selector Switch

Contact block guide a

O O X 1 N.O. (left)

X O X 2 N.O. wired in parallel (side by side)

X O O 1 N.O. (right)

O X X 1 N.C. (right)

X X O 1 N.C. (left)

O X O 2 N.C. wired in series (side by side)
© 2004 Schneider Electric

For additional information, reference Catalog #9001CT0001.
ved
/04
-6

All Rights Reser
8/1

8/1/04

I Discount
Schedule



Push Buttons—XB6 16 mm
Electrical Componentswww.SquareD.com
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Push Buttons—XB6 16 mm
Illuminated Operators www.SquareD.com

For the most up-to-date information
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ZB6DW•

ZB6CE•

ZB6AF•

ZB6DV•

ZB6CV•

ZB6AV•
a Five different color caps included with head (white, green, red, yellow, and blue).
b To order push button caps separately, see page 17-12.

c Five different color caps included with head (white, green, red, yellow, and blue).
d To order the caps or lenses separately, see page 17-12.

Heads for Illuminated Push Buttons
(To combine with complete bodies and contact blocks, see page 17-7)

Type of Push Color
Rectangular Square Round

Price

Catalog Number

Flush, spring return

White ZB6DW1 ZB6CW1 ZB6AW1

$7.20

Green ZB6DW3 ZB6CW3 ZB6AW3

Red ZB6DW4 ZB6CW4 ZB6AW4

Yellow ZB6DW5 ZB6CW5 ZB6AW5

Blue ZB6DW6 ZB6CW6 ZB6AW6

5 colors a ZB6DW9 ZB6CW9 ZB6AW9 8.20

Without cap b ZB6DW0 ZB6CW0 ZB6AW0 6.20

Flush, maintained

White ZB6DF1 ZB6CF1 ZB6AF1

7.20

Green ZB6DF3 ZB6CF3 ZB6AF3

Red ZB6DF4 ZB6CF4 ZB6AF4

Yellow ZB6DF5 ZB6CF5 ZB6AF5

Blue ZB6DF6 ZB6CF6 ZB6AF6

5 colors a ZB6DF9 ZB6CF9 ZB6AF9 8.20

Without capb ZB6DF0 ZB6CF0 ZB6AF0 6.20

Extended, spring return

White ZB6DE1 ZB6CE1 ZB6AE1

7.20

Green ZB6DE3 ZB6CE3 ZB6AE3

Red ZB6DE4 ZB6CE4 ZB6AE4

Yellow ZB6DE5 ZB6CE5 ZB6AE5

Blue ZB6DE6 ZB6CE6 ZB6AE6

5 colorsa ZB6DE9 ZB6CE9 ZB6AE9 8.20

Without capb ZB6DE0 ZB6CE0 ZB6AE0 6.20

Heads for Pilot Lights
(To combine with light modules, see page 17-7.)

Color
Rectangular Square Round

Price

Catalog Number

White ZB6DV1 ZB6CV1 ZB6AV1

$4.10

Green ZB6DV3 ZB6CV3 ZB6AV3

Red ZB6DV4 ZB6CV4 ZB6AV4

Yellow ZB6DV5 ZB6CV5 ZB6AV5

Blue ZB6DV6 ZB6CV6 ZB6AV6

5 colors c ZB6DV9 ZB6CV9 ZB6AV9 5.10

Without lensd ZB6DV0 ZB6CV0 ZB6AV0 3.10
© 2004 Schneider Electric

For additional information, reference Catalog #9001CT0001.
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/04
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Push Buttons—XB6 16 mm
Non-Illuminated Operatorswww.SquareD.com
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ZB6DA•

ZB6CA•

ZB6AA•

ZB6AC•

ZB6AS834

ZB6AS934

ZB6Y7330
a Five different color caps included with head (white, green, red, yellow, and blue).
b To order push button caps separately, see page 17-12.

c Trigger action mushroom heads are tamper proof in that a change of contact state is not possible by teasing or floating the operator.

Heads for Push Buttons
(To combine with complete bodies and contact blocks, see page 17-7.)

Type of Push Color Rectangular Square Round Price

Catalog Number

Flush, spring return

White ZB6DA1 ZB6CA1 ZB6AA1

$7.20

Black ZB6DA2 ZB6CA2 ZB6AA2

Green ZB6DA3 ZB6CA3 ZB6AA3

Red ZB6DA4 ZB6CA4 ZB6AA4

Yellow ZB6DA5 ZB6CA5 ZB6AA5

Blue ZB6DA6 ZB6CA6 ZB6AA6

6 colorsa ZB6DA9 ZB6CA9 ZB6AA9 8.20

Without cap b ZB6DW0 ZB6CW0 ZB6AW0 6.20

Extended, spring return Red ZB6DL4 ZB6CL4 ZB6AL4 7.20

Mushroom Heads for Push Buttons (24 mm)
Shape of Head Type of Push Color of Cap Catalog Number Price

Spring return

White ZB6AC1

$12.40

Black ZB6AC2

Green ZB6AC3

Yellow ZB6AC5

Blue ZB6AC6

Mushroom Heads for Trigger Action Push Buttons (30 mm)c
Shape of Head Type of Push Color of Cap Catalog Number Price

Turn-to-release Red ZB6AS834 $24.80

Key release Red ZB6AS934 31.10

Circular Legends, 45 mm
Description Color Text Catalog Number Price

Circular legends, 45 mm Yellow

Blank ZB6Y7001

$1.70Emergency stop ZB6Y7330

Arrêt d’urgence ZB6Y7130
For additional information, reference Catalog #9001CT0001.
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Push Buttons—XB6 16 mm
Keyed Selector Switcheswww.SquareD.com
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ZB6DG•

ZB6CG•

ZB6AG•
    

Indicates key withdrawal position.

a As viewed from the front of the panel.

Heads for Ronis Key Operated Selector Switches
(To combine with complete bodies and contact blocks, see page 17-7.)

Number and Type of Positions Key Withdrawal
Rectangular Square Round

Price

Catalog Number

Switching angle: maintained positions 70°, spring return positions 45°

2-maintained

Right-hand position ZB6DGA ZB6CGA ZB6AGA

$22.80

Center position ZB6DGB ZB6CGB ZB6AGB

Both positions ZB6DGC ZB6CGC ZB6AGC

2-spring return from right to center Center position ZB6DGL ZB6CGL ZB6AGL

3-maintained

Left-hand position ZB6DGD ZB6CGD ZB6AGD

Center position ZB6DGE ZB6CGE ZB6AGE

Left-hand and center positions ZB6DGF ZB6CGF ZB6AGF

Right-hand position ZB6DGG ZB6CGG ZB6AGG

All 3 positions ZB6DGH ZB6CGH ZB6AGH

Left-hand and right-hand 
positions ZB6DGJ ZB6CGJ ZB6AGJ

Right-hand and center positions ZB6DGK ZB6CGK ZB6AGK

3-spring return from left to center

Right-hand position ZB6DGM ZB6CGM ZB6AGM

Center position ZB6DGN ZB6CGN ZB6AGN

Right-hand and center positions ZB6DGP ZB6CGP ZB6AGP

3-spring return from right to center

Left-hand position ZB6DGQ ZB6CGQ ZB6AGQ

Center position ZB6DGR ZB6CGR ZB6AGR

Left-hand and center positions ZB6DGS ZB6CGS ZB6AGS

3-spring return to center Center position ZB6DGT ZB6CGT ZB6AGT

Selector Switch Sequence (using contact block assemblies, page 17-7)
2 Position Selector Switch

Contact block guidea

O X 1 N.O. (left or right)

X O 1 N.C. (left or right)

O X 1 N.O.

and

X O 1 N.C.

3 Position Selector Switch

Contact block guidea

O O X 1 N.O. (left)

X O X 2 N.O. wired in parallel (side by side)

X O O 1 N.O. (right)

O X X 1 N.C. (right)

X X O 1 N.C. (left)

O X O 2 N.C. wired in series (side by side)
For additional information, reference Catalog #9001CT0001.
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Push Buttons—XB6 16 mm
Accessories www.SquareD.com
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ZB6YDW•

ZB6YDE•

ZB6YDA•

ZB6YAW•ZB6YCW•

ZB6YCE• ZB6YAE•

ZB6YCA• ZB6YAA•

ZB6YAV•ZB6YDV• ZB6YCV•

ZB6YD20

ZB6Y2178

STOP

ZB6Y2304
    

Push Button Caps—Unmarked

Application Color
Rectangular Square Round

Price

Catalog Number

Illuminated push buttons with 
flush push

White ZB6YDW1 ZB6YCW1 ZB6YAW1

$1.00

Green ZB6YDW3 ZB6YCW3 ZB6YAW3

Red ZB6YDW4 ZB6YCW4 ZB6YAW4

Yellow ZB6YDW5 ZB6YCW5 ZB6YAW5

Blue ZB6YDW6 ZB6YCW6 ZB6YAW6

Illuminated push buttons with 
extended push

White ZB6YDE1 ZB6YCE1 ZB6YAE1

1.00

Green ZB6YDE3 ZB6YCE3 ZB6YAE3

Red ZB6YDE4 ZB6YCE4 ZB6YAE4

Yellow ZB6YDE5 ZB6YCE5 ZB6YAE5

Blue ZB6YDE6 ZB6YCE6 ZB6YAE6

Non-illuminated push buttons

White ZB6YDA1 ZB6YCA1 ZB6YAA1

1.00

Black ZB6YDA2 ZB6YCA2 ZB6YAA2

Green ZB6YDA3 ZB6YCA3 ZB6YAA3

Red ZB6YDA4 ZB6YCA4 ZB6YAA4

Yellow ZB6YDA5 ZB6YCA5 ZB6YAA5

Blue ZB6YDA6 ZB6YCA6 ZB6YAA6

Lens Caps

Application Color
Rectangular Square Round

Price

Catalog Number

Pilot lights

White ZB6YDV1 ZB6YCV1 ZB6YAV1

$1.00

Green ZB6YDV3 ZB6YCV3 ZB6YAV3

Red ZB6YDV4 ZB6YCV4 ZB6YAV4

Yellow ZB6YDV5 ZB6YCV5 ZB6YAV5

Blue ZB6YDV6 ZB6YCV6 ZB6YAV6

Standard Legend Plate (24 X 28 mm) for 8 X 21 mm Legend
Description Background Color of Legend Catalog Number Price

Without legend insert . . . ZB6YD20 $1.00

With blank legend insert
White or yellow ZB6YD21 1.70

Black or red ZB6YD22 1.70

8 x 21 mm Marked Legends (for 24 x 28 mm legend holder ZB6YD20)
Color Marking Catalog Number Price

White Text
Red Background  (Stop and Fault)
Black Background (all others)

International

O-I ZB6Y2178

$0.80

I-II ZB6Y2179

I-O-II ZB6Y2186

O ZB6Y2190

English

HAND-O-AUTO ZB6Y2387

CLOSE ZB6Y2314

DOWN ZB6Y2308

FORWARD ZB6Y2305

FAULT ZB6Y2334

LEFT ZB6Y2310

OFF ZB6Y2312

ON ZB6Y2303

OPEN ZB6Y2313

RESET ZB6Y2323

REVERSE ZB6Y2306

RIGHT ZB6Y2309

RUN ZB6Y2311

STOP ZB6Y2304

UP ZB6Y2307
For additional information, reference Catalog #9001CT0001.
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ZB6YC•10 

ZB6YA•10 

ZB6YD•17

ZB6YD•19

ZB6YC•19

ZB6YA•19

ZB6YD•10 
Push Button Caps—Marked

Ink Marking Color: 
White on colored cap
Black on white cap

Color
Rectangular Square Round

Price

Catalog Number

For non-illuminated push buttons

0
White ZB6YD100 ZB6YC100 ZB6YA100

$2.10

Black ZB6YD200 ZB6YC200 ZB6YA200

1
White ZB6YD101 ZB6YC101 ZB6YA101

Black ZB6YD201 ZB6YC201 ZB6YA201

2
White ZB6YD102 ZB6YC102 ZB6YA102

Black ZB6YD202 ZB6YC202 ZB6YA202

3
White ZB6YD103 ZB6YC103 ZB6YA103

Black ZB6YD203 ZB6YC203 ZB6YA203

4
White ZB6YD104 ZB6YC104 ZB6YA104

Black ZB6YD204 ZB6YC204 ZB6YA204

5
White ZB6YD105 ZB6YC105 ZB6YA105

Black ZB6YD205 ZB6YC205 ZB6YA205

6
White ZB6YD106 ZB6YC106 ZB6YA106

Black ZB6YD206 ZB6YC206 ZB6YA206

7
White ZB6YD107 ZB6YC107 ZB6YA107

Black ZB6YD207 ZB6YC207 ZB6YA207

8
White ZB6YD108 ZB6YC108 ZB6YA108

Black ZB6YD208 ZB6YC208 ZB6YA208

9
White ZB6YD109 ZB6YC109 ZB6YA109

Black ZB6YD209 ZB6YC209 ZB6YA209

ON
White ZB6YD117 ZB6YC117 ZB6YA117

Green ZB6YD317 ZB6YC317 ZB6YA317

OFF
Black ZB6YD224 ZB6YC224 ZB6YA224

Red ZB6YD424 ZB6YC424 ZB6YA424

I
White ZB6YD111 ZB6YC111 ZB6YA111

Green ZB6YD311 ZB6YC311 ZB6YA311

O
Black ZB6YD210 ZB6YC210 ZB6YA210

Red ZB6YD410 ZB6YC410 ZB6YA410

R
Black ZB6YD226 ZB6YC226 ZB6YA226

Blue ZB6YD626 ZB6YC626 ZB6YA626

START
White ZB6YD140 ZB6YC140 ZB6YA140

Green ZB6YD340 ZB6YC340 ZB6YA340

STOP
Black ZB6YD241 ZB6YC241 ZB6YA241

Red ZB6YD441 ZB6YC441 ZB6YA441

II
White ZB6YD112 ZB6YC112 ZB6YA112

Black ZB6YD212 ZB6YC212 ZB6YA212

III
White ZB6YD113 ZB6YC113 ZB6YA113

Black ZB6YD213 ZB6YC213 ZB6YA213

+
White ZB6YD114 ZB6YC114 ZB6YA114

Black ZB6YD214 ZB6YC214 ZB6YA214

-
White ZB6YD115 ZB6YC115 ZB6YA115

Black ZB6YD215 ZB6YC215 ZB6YA215

UP
White ZB6YD127 ZB6YC127 ZB6YA127

Black ZB6YD227 ZB6YC227 ZB6YA227

DOWN
White ZB6YD128 ZB6YC128 ZB6YA128

Black ZB6YD228 ZB6YC228 ZB6YA228

CLOSE
White ZB6YD132 ZB6YC132 ZB6YA132

Black ZB6YD232 ZB6YC232 ZB6YA232

White ZB6YD119 ZB6YC119 ZB6YA119

Black ZB6YD219 ZB6YC219 ZB6YA219

White ZB6YD120 ZB6YC120 ZB6YA120

Black ZB6YD220 ZB6YC220 ZB6YA220

White ZB6YD121 ZB6YC121 ZB6YA121

Black ZB6YD221 ZB6YC221 ZB6YA221

White ZB6YD122 ZB6YC122 ZB6YA122

Black ZB6YD222 ZB6YC222 ZB6YA222
For additional information, reference Catalog #9001CT0001.
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ZB6Y009

ZB6Y905

ZB6Y002 ZB6Y003

ZB6Y001 ZB6YA001

ZB6YD001 ZB6Y005

ZB6Y007

ZB6Y7330
a 28 V bulb supplied, for use on 24 V.
b 95 V bulb supplied, for use on 110/230 V.

Accessories
Description Application Catalog Number Price

Body Fitting contact blocks ZB6Y009 $1.00

Bezel tightening tool + bulb extractor Fixing the switch and changing bulbs ZB6Y905 2.10

Cap extractor Changing caps ZB6Y016 2.10

Contact block removal tool Removing contact blocks ZB6Y018 2.10

Three piece tool kit . . . ZB6Y019 6.20

Nut Fixing head to panel ZB6Y002 1.00

Anti-rotation plate Selector switches, Emergency Stops ZB6Y003 1.00

Adaptor Flush mounting a circular head push button or pilot light 
in Ø 22 mm cut-out ZB6YA002 3.10

Shroud Protecting contacts against touching ZB6Y001 1.70

Protective cover
Circular and square head push buttons and switches ZB6YA001 8.30

Rectangular head push buttons and switches ZB6YD001 8.30

Female Quick connector/Solder tab Sold in lots of 100 pieces ZB6Y004 0.21

Blanking plug Plugging an unused knockout ZB6Y005 2.10

Ronis key, 2 pieces Key operated selector switches and emergency stop 
mushroom ZB6Y007 3.10

Incandescent bulbs, bayonet T1 1/4

6 V ZB6YA006 1.00

12 V ZB6YJ012 1.00

28 Va ZB6YB028 1.00

Neon bulbs 110/230 V b ZB6YG095 2.10

Link Operation of 3rd contact ZB6Y017 0.52

SiS Label Software Legend Design Software: 
English, French, German, Spanish, Italian XBY2U 52.00

Sheets of peel-off legends, 66 legends
per sheet. For use with SiS label, size A4 
(297 mm x 210 mm)

Pilot lights, rectangular ZB6YD003

3.10

Pilot lights, square ZB6YC003

Pilot lights, circular ZB6YA003

Illuminated push buttons, rectangular ZB6YD013

Illuminated push buttons, square ZB6YC013

Illuminated push buttons, circular ZB6YA013

Circular Legends, 45 mm
Description Color Text Catalog Number Price

Circular legends, 45 mm Yellow

Blank ZB6Y7001

$1.70Emergency stop ZB6Y7330

Arrêt d’urgence ZB6Y7130
© 2004 Schneider Electric

For additional information, reference Catalog #9001CT0001.
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Environment

Degree of protection
Conforming to IEC 529 IP65, unless otherwise stated

IP66, for booted push button heads

Conforming to UL 50 and CSA C22.2 No. 94 Type 1, 2, 3, 4, 4X, 12, and 13, unless otherwise stated

Conforming to standards
IEC 947-1, IEC/EN 60947-5-1, IEC 947-5-4, 
EN 60947-1, JIS C 4520,
UL 508, CSA C22.2 No. 14

Product certifications

UL Listed, CSA
Standard single contacts with screw clamp terminals: A600; Q600
Double contacts with screw clamp terminals: A600; Q600
Light modules with screw clamp terminals 
JOYSTICK XD4-PA: A600; R300

BV, RINA, LROS, DNV, GL (pending) Standard single contacts and double contacts with screw clamp terminals

Electrical Characteristics of Operators and Contact Blocks

Cabling capacity Conforming to IEC 947-1

Screw and captive clamp terminals
Min: 1 x 24 AWG (0.22 mm2) without cable end 

1 x 22 AWG (0.34 mm2) for linking
Max: 2 x 16 AWG (1.5 mm2) with cable end

2 x 14 AWG (2.5 mm2) without cable ends
Cross headed screw (POZIDRIV type 1) slotted for flat 4 and 5.5 mm screwdriver

Maximum Contact Block 
Usage XB4/ZB4 Maximum Number of Blocks

Push buttons (Non-Illuminated) 9

Selector switches (Non-Illuminated) 6

Push buttons and selectors (Illuminated) 6

Mushrooms, Push Pull (Non-Illuminated) 6

Mushrooms, Push Pull (Illuminated) 4

Mushrooms, Turn-to-Release (Non-Illuminated) 6

Mushrooms, Trigger Action (Non-Illuminated) 4

Push-on/Push-off (Non-Illuminated) 3

Push-on/Push-off (Illuminated) 2

Rated operational
characteristics
Conforming to 
IEC/EN 60947-5-1

AC supply:
Utilization category AC-15

Standard blocks (single or double) with screw clamp terminals:
A600: Ue = 600 Vac and le = 1.2 A or Ue = 240 Vac and le = 3 A 
or Ue = 120 Vac and le = 6 A
Continuous Thermal Current: 10 A

DC supply:
Utilization category DC-13

Standard single or double blocks with screw clamp terminals:
Q600: Ue = 600 Vdc and le = 0.1 A or Ue = 250 Vdc and Ie = 0.27 A 
or Ue = 125 Vdc and le = 0.55 A 
Joystick XD4-PA:
R300: Ue = 125 Vdc and le = 0.22 A or Ue = 250 Vdc and le = 0.1 A

Electrical durability
Conforming to 
IEC/EN 60947-5-1
Appendix C
Operating rate 
3600 operating cycles/hour. 
Load factor: 0.5

AC supply for 1 million operating cycles, 
utilization category AC-15

Standard blocks for screw clamp terminals:

24 Vac 120 Vac 230 Vac

4 A 3 A 2 A

Standard double blocks with screw clamp terminals:

24 Vac 120 Vac 230 Vac

3 A 1.5 A 1 A

DC supply for 1 million operating cycles,
utilization category DC-13

Standard single blocks for screw clamp terminals:

24 Vdc 110 Vdc

0.5 A 0.2 A

Standard double blocks with screw clamp terminals:

24 Vdc 110 Vdc

0.4 A 0.15 A

Electrical Characteristics of Light Modules

Cabling capacity Conforming to IEC 947-1

Screw and captive clamp terminals
Min: 1 x 24 AWG (0.22 mm2) without cable end 

1 x 22 AWG (0.34 mm2) for linking
Max: 2 x 16 AWG (1.5 mm2) with cable end

Specific Characteristics of Protected LED® Light Modules Only

Voltage limits Nominal voltage 24 V: 19.2 to 30 Vdc, 21.6 to 26.4 Vac; 120 V: 102 to 132 Vac; 240 V: 195 to 264 Vac

Current consumption Applicable to all colors
24 Vac/dc supply blocks: 18 mA
120 Vac supply blocks: 14 mA
240 Vac supply blocks: 14 mA

Marked

File E164353
CCN NKCR

File LR 44087
Class 3211 03

File E164353
CCN NKCR 2
© 20
All R
8/1/
For additional information, reference Catalog #9001CT0001.
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XB4BA31

XB4BA4322

XB4BP51

XB4BL42

XB4BC21

XB4BL845
Non-Illuminated Push Buttons, Momentary (screw clamp terminal connections)

Shape of 
Head Type of Push

Type of Contact
Marking Color of Cap Catalog Number (Components) Price

N.O. N.C.

Flush

1 . . . . . .

Black XB4BA21 (ZB4BZ101 + ZB4BA2)

$17.50
Green XB4BA31 (ZB4BZ101 + ZB4BA3)

Yellow XB4BA51 (ZB4BZ101 + ZB4BA5)

Blue XB4BA61 (ZB4BZ101 + ZB4BA6)

. . . 1 . . . Red XB4BA42 (ZB4BZ102 + ZB4BA4) 17.50

1 1 . . .

Black XB4BA25 (ZB4BZ105 + ZB4BA2)

25.60

Green XB4BA35 (ZB4BZ105 + ZB4BA3)

Red XB4BA45 (ZB4BZ105 + ZB4BA4)

Yellow XB4BA55 (ZB4BZ105 + ZB4BA5)

Blue XB4BA65 (ZB4BZ105 + ZB4BA6)

Flush 1 . . . “I”
(white) Green XB4BA3311 (ZB4BZ101 + ZB4BA331) 20.30

Flush . . . 1 “O”
(white) Red XB4BA4322 (ZB4BZ102 + ZB4BA432) 20.30

Flush with clear 
silicone boot
(color of pusher 
unobscured)

1 . . . . . .

Black XB4BP21 (ZB4BZ101 + ZB4BP2)

23.90
Green XB4BP31 (ZB4BZ101 + ZB4BP3)

Yellow XB4BP51 (ZB4BZ101 + ZB4BP5)

Blue XB4BP61 (ZB4BZ101 + ZB4BP6)

. . . 1 . . . Red XB4BP42 (ZB4BZ102 + ZB4BP4) 23.90

Extended

. . . 1 . . . Red XB4BL42 (ZB4BZ102 + ZB4BL4) 17.50

1 1 . . . Red XB4BL45 (ZB4BZ105 + ZB4BL4) 25.60

Mushroom head
Ø 40 mm 1 . . . . . . Black XB4BC21 (ZB4BZ101 + ZB4BC2) 25.70

Two Button Push Buttons, Momentary (screw clamp terminal connections)

Shape of 
Head Type of Push

Type of Contact
Degree of Protection Catalog Number (Components) Price

N.O. N.C.

One flush green 
push
(marked “I”)
One extended
red push
(marked “O”)

1 1 IP40 XB4BL845 (ZB4BZ105 + ZB4BL8434) $31.50
© 2004 Schneider Electric

For additional information, reference Catalog #9001CT0001.
ved
/04
16

All Rights Reser
8/1

8/1/04

I Discount
Schedule



Push Buttons—XB4 22 mm
Complete Deviceswww.SquareD.com

For the most up-to-date information
        
17
P

U
S

H
 B

U
T

T
O

N
S

 A
N

D
O

P
E

R
A

T
O

R
 I

N
T

E
R

F
A

C
E

© 20
All R
8/1/0

XB4BT845

XB4BS9445

XB4BS542

XB4BG33

XB4BD33

XB4BJ33
a Trigger action mushroom heads are tamper proof in that a change of contact state is not possible by teasing or floating the operator.

The symbol indicates key withdrawal position(s)

Non-Illuminated Emergency Stop Mushroom Head Push Buttons, Ø 40 mm (Red)
(screw clamp terminal connections)

Shape of 
Head Type of Push

Type of Contact
Catalog Number (Components) Price

N.O. N.C.

Trigger action
push-pulla 1 1 XB4BT845 (ZB4BZ105 + ZB4BT84) $46.00

Trigger action 
turn-to-releasea 1 1 XB4BS8445 (ZB4BZ105 + ZB4BS844) 75.00

Trigger action 
Key release a
(No. 455)

1 1 XB4BS9445 (ZB4BZ105 + ZB4BS944) 75.00

Push-pull . . . 1 XB4BT42 (ZB4BZ102 + ZB4BT4) 31.20

Turn-to-release . . . 1 XB4BS542 (ZB4BZ102 + ZB4BS54) 50.00

Key release 
(No. 455) . . . 1 XB4BS142 (ZB4BZ102 + ZB4BS14) 67.00

Non-Illuminated Selector Switches and Key Switches (screw clamp terminal connections)

Shape of 
Head Type of Operator

Type of Contact Number and Type of 
Positions Catalog Number (Components) Price

N.O. N.C.

Standard lever, black

1 . . . 2-maintained XB4BD21 (ZB4BZ101 + ZB4BD2) $23.00

1 1 2-maintained XB4BD25 (ZB4BZ105 + ZB4BD2) 31.10

2 . . .

3-maintained XB4BD33 (ZB4BZ103 + ZB4BD3) 31.10

3-momentary to 
center XB4BD53 (ZB4BZ103 + ZB4BD5) 33.80

Extended lever, black

1 . . . 2-maintained XB4BJ21 (ZB4BZ101 + ZB4BJ2) 23.00

2 . . .

3-maintained XB4BJ33 (ZB4BZ103 + ZB4BJ3) 31.10

3-momentary to 
center XB4BJ53 (ZB4BZ103 + ZB4BJ5) 33.80

Key (No. 455)

1 . . .

2-maintained

XB4BG21 (ZB4BZ101 + ZB4BG2) 55.80

XB4BG41 (ZB4BZ101 + ZB4BG4) 55.80

2-momentary to 
left XB4BG61 (ZB4BZ101 + ZB4BG6) 55.80

2 . . . 3-maintained

XB4BG03 (ZB4BZ103 + ZB4BG0) 63.90

XB4BG33 (ZB4BZ103 + ZB4BG3) 63.90
For additional information, reference Catalog #9001CT0001.
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XB4BVB5

XB4BV64

XB4BV33

XB4BW33B5

XB4BW3465

XB4BW3545
© 2004 Schneider Electric
All Rights Reserved

Pilot Lights with PROTECTED LED® (screw clamp terminal connections)
Shape of Head Supply Voltage Color Catalog Number (Components) Price

24 Vac/dc

White XB4BVB1 (ZB4BVB1 + ZB4BV013)

$32.40

Green XB4BVB3 (ZB4BVB3 + ZB4BV033)

Red XB4BVB4 (ZB4BVB4 + ZB4BV043)

Yellow XB4BVB5 (ZB4BVB5 + ZB4BV053)

Blue XB4BVB6 (ZB4BVB6 + ZB4BV063)

110–120 Vac

White XB4BVG1 (ZB4BVG1 + ZB4BV013)

32.40

Green XB4BVG3 (ZB4BVG3 + ZB4BV033)

Red XB4BVG4 (ZB4BVG4 + ZB4BV043)

Yellow XB4BVG5 (ZB4BVG5 + ZB4BV053)

Blue XB4BVG6 (ZB4BVG6 + ZB4BV063)

Pilot Lights for BA9s Bulb (screw clamp terminal connections)
Shape of Head Supply Voltage Color Catalog Number (Components) Price

Direct supply, for BA9s (incandescent, LED, neon) V ≤ 250 V, 2.4 W bulb (bulb not included)

≤ 250 Vac/dc

White XB4BV61 (ZB4BV6 + ZB4BV01)

$23.10
Green XB4BV63 (ZB4BV6 + ZB4BV03)

Red XB4BV64 (ZB4BV6 + ZB4BV04)

Yellow XB4BV65 (ZB4BV6 + ZB4BV05)

Transformer type with 1.2 VA, 6 V secondary. BA9s incandescent bulb included

110–120 Vac
50/60 Hz

White XB4BV31 (ZB4BV3 + ZB4BV01)

53.00
Green XB4BV33 (ZB4BV3 + ZB4BV03)

Red XB4BV34 (ZB4BV3 + ZB4BV04)

Yellow XB4BV35 (ZB4BV3 + ZB4BV05)

Illuminated Push Buttons, Momentary (screw clamp terminal connections)

Shape of 
Head Description

Type of Contact
Supply Voltage Color of 

Push Catalog Number (Components) Price
N.O. N.C.

Flush 

1 1

24 Vac/dc

White XB4BW31B5 (ZB4BW0B15 + ZB4BW313)

$54.00

Green XB4BW33B5 (ZB4BW0B35 + ZB4BW333)

Red XB4BW34B5 (ZB4BW0B45 + ZB4BW343)

Yellow XB4BW35B5 (ZB4BW0B55 + ZB4BW353)

Blue XB4BW36B5 (ZB4BW0B65 + ZB4BW363)

 110–120 Vac

White XB4BW31G5 (ZB4BW0G15 + ZB4BW313)

54.00

Green XB4BW33G5 (ZB4BW0G35 + ZB4BW333)

Red XB4BW34G5 (ZB4BW0G45 + ZB4BW343)

Yellow XB4BW35G5 (ZB4BW0G55 + ZB4BW353)

Blue XB4BW36G5 (ZB4BW0G65 + ZB4BW363)

Direct supply 
for BA9s 
2.4 W max. 
bulb not 
included

1 1 ≤ 250 Vac/dc

White XB4BW3165 (ZB4BW065 + ZB4BW31)

44.90
Green XB4BW3365 (ZB4BW065 + ZB4BW33)

Red XB4BW3465 (ZB4BW065 + ZB4BW34)

Yellow XB4BW3565 (ZB4BW065 + ZB4BW35)

Transformer 
type
1.2 VA, 6 V 
secondary.
BA9s incan-
descent bulb 
included

1 1

110–120 Vac
50/60 Hz

White XB4BW3135 (ZB4BW035 + ZB4BW31)

74.00
Green XB4BW3335 (ZB4BW035 + ZB4BW33)

Red XB4BW3435 (ZB4BW035 + ZB4BW34)

Yellow XB4BW3535 (ZB4BW035 + ZB4BW35)

230–240 Vac
50/60 Hz

White XB4BW3145 (ZB4BW045 + ZB4BW31)

74.00
Green XB4BW3345 (ZB4BW045 + ZB4BW33)

Red XB4BW3445 (ZB4BW045 + ZB4BW34)

Yellow XB4BW3545 (ZB4BW045 + ZB4BW35)

Extended

1 1

24 Vac/dc

White XB4BW11B5 (ZB4BW0B15 + ZB4BW113)

51.40

Green XB4BW13B5 (ZB4BW0B35 + ZB4BW133)

Red XB4BW14B5 (ZB4BW0B45 + ZB4BW143)

Yellow XB4BW15B5 (ZB4BW0B55 + ZB4BW153)

Blue XB4BW16B5 (ZB4BW0B65 + ZB4BW163)

 110–120 Vac

White XB4BW11G5 (ZB4BW0G15 + ZB4BW113)

51.40

Green XB4BW13G5 (ZB4BW0G35 + ZB4BW133)

Red XB4BW14G5 (ZB4BW0G45 + ZB4BW143)

Yellow XB4BW15G5 (ZB4BW0G55 + ZB4BW153)

Blue XB4BW16G5 (ZB4BW0G65 + ZB4BW163)

For additional information, reference Catalog #9001CT0001.
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ZB4BA0

ZB4BP18

ZB4BL1

ZB4BA4

ZB4BA38

ZB4BA36

ZB4BA331

ZB4BA334

ZB4BL432
a Color cap to be ordered separately, see page 17-31.
b For legend ordering information, see page 17-31.

c Cap supplied not clipped-in, allowing orientation of arrow in 4 directions: 

Non-Illuminated Operators, Momentary—Unmarked
Shape of Head Type of Push Color of Cap Catalog Number Price

Flush, without color cap a . . . ZB4BA0 $5.50

Flush, with set of 6 color caps

White
Black
Green
Red

Yellow
Blue

ZB4BA9 6.50

Flush

White ZB4BA1

6.50

Black ZB4BA2

Green ZB4BA3

Red ZB4BA4

Yellow ZB4BA5

Blue ZB4BA6

Gray ZB4BA8

Flush with transparent cap,
for insertion of legend b

White ZB4BA18

8.00

Green ZB4BA38

Red ZB4BA48

Yellow ZB4BA58

Blue ZB4BA68

Booted (clear) 
Color of cap unobscured

White ZB4BP1

12.90

Black ZB4BP2

Green ZB4BP3

Red ZB4BP4

Yellow ZB4BP5

Blue ZB4BP6

Booted (clear) 
for insertion of legend b 
Color of cap unobscured

White ZB4BP18

14.50

Green ZB4BP38

Red ZB4BP48

Yellow ZB4BP58

Blue ZB4BP68

Extended

White ZB4BL1

6.50

Black ZB4BL2

Green ZB4BL3

Red ZB4BL4

Yellow ZB4BL5

Blue ZB4BL6

Guarded Head

White ZB4BA16

17.50

Black ZB4BA26

Green ZB4BA36

Red ZB4BA46

Yellow ZB4BA56

Blue ZB4BA66

Non-Illuminated Operators, Momentary—Premarked
Shape of Head Type of Push Marking Text Color Color of Cap Catalog Number Price

Flush

I
White Green ZB4BA331

$9.30

Black White ZB4BA131

START
White Green ZB4BA333

Black White ZB4BA133

ON
White Green ZB4BA341

Black White ZB4BA141

RESET White Black ZB4BA222

JOG White Black ZB4BA245

O White
Red ZB4BA432

Black ZB4BA232

STOP White
Red ZB4BA434

Black ZB4BA234

OFF White
Red ZB4BA435

Black ZB4BA235

c
Black White ZB4BA334

White Black ZB4BA335

Extended

O White
Red ZB4BL432

9.30

Black ZB4BL232

STOP White
Red ZB4BL434

Black ZB4BL234

OFF White
Red ZB4BL435

Black ZB4BL235

For additional information, reference Catalog #9001CT0001.
© 2004 Schneider Electric
All Rights Reserved I Discount
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ZB4BR2

ZB4BC24

ZB4BC2

ZB4BH02

ZB4BA8134

ZB4BL8312

ZB4BL9312
 a IP66 version utilizes boot (included).

Mushroom Heads, Momentary
Shape of Head Diameter of Head Color of Head Catalog Number Price

30 mm

Black ZB4BC24

$14.70

Green ZB4BC34

Red ZB4BC44

Yellow ZB4BC54

Blue ZB4BC64

40 mm

Black ZB4BC2

14.70

Green ZB4BC3

Red ZB4BC4

Yellow ZB4BC5

Blue ZB4BC6

60 mm

Black ZB4BR2

17.50

Green ZB4BR3

Red ZB4BR4

Yellow ZB4BR5

Blue ZB4BR6

Non-Illuminated Push-on/Push-off Operators 
Shape of Head Type of Push Color of Push Catalog Number Price

Flush

White ZB4BH01

$8.80

Black ZB4BH02

Green ZB4BH03

Red ZB4BH04

Yellow ZB4BH05

Blue ZB4BH06

Extended

White ZB4BH1

8.80

Black ZB4BH2

Green ZB4BH3

Red ZB4BH4

Yellow ZB4BH5

Blue ZB4BH6

Two Head Operators, Momentary
Shape of Head Description Color of Pushers Degree of Protectiona Catalog Number Price

No Marking

Two flush 

Green IP40 ZB4BA8134 $10.40

Red IP66 ZB4BA9134 18.60

White IP40 ZB4BA8112 10.40

Black IP66 ZB4BA9112 18.60

One flush
One extended

Green IP40 ZB4BL8334 10.40

Red IP66 ZB4BL9334 18.60

White IP40 ZB4BL8312 10.40

Black IP66 ZB4BL9312 18.60

Premarked

Two flush
(marked “I”)
(marked “O”)

Green IP40 ZB4BA8234 12.40

Red IP66 ZB4BA9234 20.70

White IP40 ZB4BA8212 12.40

Black IP66 ZB4BA9212 20.70

One flush
(marked “I”)
One extended
(marked “O”)

Green IP40 ZB4BL8434 12.40

Red IP66 ZB4BL9434 20.70

White IP40 ZB4BL8412 12.40

Black IP66 ZB4BL9412 20.70
© 2004 Schneider Electric

For additional information, reference Catalog #9001CT0001.
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Push Buttons—XB4 22 mm
Emergency Stop Operatorswww.SquareD.com
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ZB4BS834

ZB4BT4

ZB4BS64

ZB4BS74

ZBY9330
a Other key numbers:
—key no. 421E: add the suffix 12 to the catalog number.
—key no. 458A: add the suffix 10 to the catalog number.
—key no. 520E: add the suffix 14 to the catalog number.
—key no. 3131A: add the suffix 20 to the catalog number.
Example: 
The catalog number for a Ø 40 mm red mushroom head for a trigger action, maintained push button, with release by key no. 421E becomes: ZB4BS94412.

b Trigger action mushroom heads are tamper proof in that a change of contact state is not possible by teasing or floating the operator.

Mushroom Heads for Maintained Push Buttons
Shape of Head Type of Push Diameter of Head Color Catalog Number Price

Trigger action
Push-pullb 40 mm Red ZB4BT84 $26.90

Trigger action
Turn-to-releaseb

30 mm Red ZB4BS834 56.00

40 mm
Red ZB4BS844 56.00

Red marked “EMO” ZB4BS84430 59.00

Trigger action
Key release
(No. 455)ab

30 mm Red ZB4BS934 56.00

40 mm Red ZB4BS944a 56.00

60 mm Red ZB4BS964 56.00

Push-pull

40 mm
Black ZB4BT2

20.20
Red ZB4BT4

60 mm
Black ZB4BX2

23.00
Red ZB4BX4

Turn-to-release

30 mm
Black ZB4BS42

39.00
Red ZB4BS44

40 mm

Black ZB4BS52
39.00

Red ZB4BS54

Red marked “EMO” ZB4BS5430 42.40

Yellow ZB4BS55 39.00

Yellow marked 
“Robot Stop” ZB4BS5550 42.40

60 mm
Black ZB4BS62

44.80
Red ZB4BS64

Key release
(No. 455) a

30 mm
Black ZB4BS72

56.00
Red ZB4BS74

40 mm
Black ZB4BS12

56.00
Red ZB4BS14a

60 mm
Black ZB4BS22

56.00
Red ZB4BS24

Circular Legends for Emergency Stop Mushroom Heads (yellow background)
Diameter Text Catalog Number Price

60 mm
Blank ZBY9101

$1.70
EMERGENCY STOP ZBY9330

90 mm
Blank ZBY8101

EMERGENCY STOP ZBY8330
For additional information, reference Catalog #9001CT0001.
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ZB4BD4
Standard Lever

ZB4BJ3
Extended Lever

ZB4BG8
a For colored lever, add the following code to the end of part number: 01–white, 03–green, 04–red, 05–yellow, 06–blue (Example: ZB4BD204).

The symbol indicates key withdrawal position(s).
b For actuation of outside contacts only. Center position not used.
c See selector switch sequence charts below.
d Other key numbers:

—key no. 421E: add the suffix 12 to the catalog number.
—key no. 458A: add the suffix 10 to the catalog number.
—key no. 520E: add the suffix 14 to the catalog number.
—key no. 3131A: add the suffix 20 to the catalog number.
Example: The catalog number for a head with key No. 421E for a 2 position maintained, lockable selector switch, with key withdrawal from the left-hand 
position, becomes: ZB4BG212.

e As viewed from the front of the panel.

Non-Illuminated Selector Switches bc

Colora Number and Type of Positions
Standard Lever Extended Lever

Price

Catalog Number

Black 2-maintained ZB4BD2 ZB4BJ2 $12.00

Black 2-momentary from
right to left ZB4BD4 ZB4BJ4 14.70

Black 3-maintained ZB4BD3 ZB4BJ3 12.00

Black 3-momentary to center ZB4BD5 ZB4BJ5 14.70

Black 3-momentary from 
left to center ZB4BD7 ZB4BJ7 14.70

Black 3-momentary from
right to center ZB4BD8 ZB4BJ8 14.70

Non-Illuminated Key Switchesb
Shape of Head Type of Operator Number and Type of Positions Catalog Number Price

Key (No. 455)d

2-maintained

ZB4BG2

$44.80

ZB4BG4

2-momentary from 
right to left ZB4BG6

3-maintained

ZB4BG0

ZB4BG3

ZB4BG03

ZB4BG5

ZB4BG9

ZB4BG09

3-momentary from 
left to center ZB4BG1

58.00

3-momentary to center ZB4BG7

3-momentary from right to 
center

ZB4BG8

ZB4BG08

Selector Switch Sequence (using contact block assemblies, page 17-27; or complete bodies, page 17-27.)
2 Position Selector Switch 3 Position Selector Switch

Contact block guide e Contact block guide e

O X 1 N.O. (left or right) X O O 1 N.O. (left)

X O 1 N.C. (left or right) O X O 2 N.C. wired in series (side by side)

O X 1 N.O. O O X 1 N.O. (right)

and X X O 1 N.C. (right)

X O 1 N.C. O X X 1 N.C. (left)

X O X 2 N.O. wired in parallel (side by side)
© 2004 Schneider Electric

For additional information, reference Catalog #9001CT0001.
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ZB4BD922

XD4PA12

ZB4BD28

XB4BA8•1
a It is not permissible to use standard contact blocks ZBE10• (single) or ZBE20• (double).

Potentiometer Operator (with Mounting Collar)
Shape of Head Description Application Catalog Number Price

For potentiometer with 
shaft length 1.73 to 1.97 in. 
(44 to 50 mm) 
(potentiometer not included)

For shaft Ø 0.25 in. (6.35 mm) ZB4BD922

$71.00

For shaft Ø 0.24 in. (6 mm) ZB4BD912

Joystick Controllers (54 mm, Extended Operating Shaft) a
Description Contact Operation Action Catalog Number Price

2 direction 1 step 1 N.O. contact
per direction

Maintained XD4PA12
$125.00

Momentary XD4PA22

4 direction 1 step 1 N.O. contact
per direction

Maintained XD4PA14
158.00

Momentary XD4PA24

Legends for Joystick Controllers
Description For use with Color Catalog Number Price

Legends
30 x 48 mm for customer engraving 2 direction

Black one side
Red reverse ZBG2201

$1.70

White one side
Yellow reverse ZBG2401

Legends
48 x 48 mm for customer engraving 4 direction

Black one side
Red reverse ZBG4201

White one side
Yellow reverse ZBG4401

Two Position Toggle Switch
Shape of Head Color Type of Positions Catalog Number Price

Black Maintained ZB4BD28
$23.30

Black Momentary ZB4BD48

Reset Operators, Flush, Adjustable Shaft

Shape of Head
Travel Actuation Distance 

Color Catalog Number Price
IN mm IN mm

0.39 10

0.24–0.63 6–16

Black XB4BA821

$13.70Red XB4BA841

Blue XB4BA861

0.63–1.02 16–26

Black XB4BA822

13.70Red XB4BA842

Blue XB4BA862

0.55 14

1.18–5.12 30–130

Black XB4BA921

16.40Red XB4BA941

Blue XB4BA961

5.12–10.12 130–257

Black XB4BA922

20.50Red XB4BA942

Blue XB4BA962
For additional information, reference Catalog #9001CT0001.
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Push Buttons—XB4 22 mm
Pilot Lights www.SquareD.com

For the most up-to-date information
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a O r d e r  b u l b  s e p a r a t e l y ,  s e e  p a g e 1 7 - 3 2 .

b

P i l o t  L i g h t  H e a d sW h i t e Z B 4 B V 0 1 3 $ 3 . 8 0
G r e e n Z B 4 B V 0 3 3 R e d Z B 4 B V 0 4 3
S h a p e  o f  H e a d F o r  U s e  w i t h  B o d y  C o m p r i s i n g  L i g h t  M o d u l e  T y p e o n l y
© 2004 Schneider Electric
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ZB4BW333

ZB4BW563

ZB4BW113

ZB4BW33

ZB4BW14

ZB4BW643

ZB4BH033

ZB4BH63
Heads for Momentary Illuminated Push Buttons
Shape of Head Type of Push Color Catalog Number Price

Only use with PROTECTED LED® light modules

Flush

White ZB4BW313

$9.30

Green ZB4BW333

Red ZB4BW343

Yellow ZB4BW353

Blue ZB4BW363

Flush with clear boot

White ZB4BW513

15.50

Green ZB4BW533

Red ZB4BW543

Yellow ZB4BW553

Blue ZB4BW563

Flush for insertion of legend

White ZB4BA18

8.00

Green ZB4BA38

Red ZB4BA48

Yellow ZB4BA58

Blue ZB4BA68

Extended

White ZB4BW113

6.50

Green ZB4BW133

Red ZB4BW143

Yellow ZB4BW153

Blue ZB4BW163

Mushroom (40 mm)

Clear ZB4BW413

14.70

Green ZB4BW433

Red ZB4BW443

Yellow ZB4BW453

Blue ZB4BW463

Only use with light modules for a BA9s incandescent bulb, neon or LED

Flush

White ZB4BW31

9.30

Green ZB4BW33

Red ZB4BW34

Yellow ZB4BW35

Blue ZB4BW36

Clear ZB4BW37

Extended

White ZB4BW11

6.50

Green ZB4BW13

Red ZB4BW14

Yellow ZB4BW15

Blue ZB4BW16

Clear ZB4BW17

Heads for Maintained Illuminated Push Buttons
Shape of Head Type of Push Color of Lens Catalog Number Price

Only use with PROTECTED LED light modules

Push/Pull Mushroom (40 mm)

Clear ZB4BW613

$23.00

Green ZB4BW633

Red ZB4BW643

Yellow ZB4BW653

Blue ZB4BW663

Illuminated Push-on/Push-off Operators 
Shape of Head Type of Push Color of Lens Catalog Number Price

Only use with PROTECTED LED light modules

Flush

White ZB4BH013

$12.40

Green ZB4BH033

Red ZB4BH043

Yellow ZB4BH053

Blue ZB4BH063

Extended

White ZB4BH13

9.80

Green ZB4BH33

Red ZB4BH43

Yellow ZB4BH53

Blue ZB4BH63

For additional information, reference Catalog #9001CT0001.
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Push Buttons—XB4 22 mm
Operators www.SquareD.com
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ZB4BW812743

ZB4BW823743

ZB4BW841723

ZB4BK1343
a For IP66 degree of protection, install clear sealing boot ZBW008, see page 17-33.

b Designate color as follows: 1—white, 3—green, 4—red, 5—yellow, 6—blue.

c As viewed from the front of the panel.

Two Button with Clear Pilot Light, Momentary (IP40) a
Shape of Head Description Color of Pushers Catalog Number Price

Only use with PROTECTED LED® light modules (PROTECTED LED determines pilot light color)

1 flush
1 central pilot light
1 flush

Black
ZB4BW812743

$14.50

Red

Green
ZB4BW813743

Red

White
ZB4BW811723

Black

1 flush
1 central pilot light
1 extended

Black
ZB4BW832743

14.50

Red

Green
ZB4BW833743

Red

White
ZB4BW831723

Black

Only use with PROTECTED LED light modules (PROTECTED LED determines pilot light color)—premarked

1 flush
(marked “I”)
1 central pilot light
1 flush
(marked “O”)

Black
ZB4BW822743

16.60

Red

Green
ZB4BW823743

Red

White
ZB4BW821723

Black

1 flush
(marked “I”)
1 central pilot light
1 extended
(marked “O”)

Black
ZB4BW842743

16.60

Red

Green
ZB4BW843743

Red

White
ZB4BW841723

Black

Illuminated Selector Switches, Standard Lever
Shape of Head Number and Type of Positions Catalog Number b Price

Only use with PROTECTED LED light modules

2-maintained ZB4BK12•3 $17.50

2-momentary from right to left ZB4BK14•3 25.70

3-maintained ZB4BK13•3 17.50

3-momentary to center ZB4BK15•3 25.70

3-momentary from right to center ZB4BK18•3 25.70

3-momentary from left to center ZB4BK17•3 25.70

Selector Switch Sequence (using contact block assemblies, page 17-27; or complete bodies, page 17-27.)
2 Position Selector Switch

Contact block guidec

O X 1 N.O. (left or right)

X O 1 N.C. (left or right)

O X 1 N.O.

and

X O 1 N.C.

3 Position Selector Switch

Contact block guide c

X O O 1 N.O. (left)

O X O 2 N.C. wired in series (side by side)

O O X 1 N.O. (right)

X X O 1 N.C. (right)

O X X 1 N.C. (left)

X O X 2 N.O. wired in parallel (side by side)
© 2004 Schneider Electric

For additional information, reference Catalog #9001CT0001.
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ZB4BZ101

ZB4BW0••3

ZB4B06•

ZB4BW0•5
a For Quick-Connect version add “3” to the end of the catalog number Example: ZB4BZ1013 (Quick-Connect size 1 x 0.250" or 2 x 0.110").
b For Ring Tongue compatible blocks add “9” to the end of the catalog number (Example: ZB4BZ1029).
c Electrical components with connection by printed circuit board pins are available. Consult local field office for details.
d Electrical components with connection by plug-in connector are available. Consult local field office for details.

e Can be fitted with additional contact blocks, see page 17-28.

f Can be fitted with additional contact blocks, see page 17-28.
g Order bulb separately, see page 17-32.

Contact Blocks (Mounting Collar with Contact Blocks)

Description
Type of Contact

Catalog Number Price
N.O. N.C.

Screw clamp terminal connections

1 . . . ZB4BZ101 $11.00

. . . 1 ZB4BZ102 11.00

2 . . . ZB4BZ103 19.10

. . . 2 ZB4BZ104 19.10

1 1 ZB4BZ105 19.10

1 2 ZB4BZ141 27.30

Complete Bodies (Mounting Collar + Single Contact Block + Light Module with PROTECTED LED®)

Light Source

Type of Contact e

Color

Supply Voltage

Price
N.O. N.C.

24 Vac/dc 110–120 Vac

Catalog Number

Screw clamp terminal connections

1 . . .

White ZB4BW0B11 ZB4BW0G11

$36.70

Green ZB4BW0B31 ZB4BW0G31

Red ZB4BW0B41 ZB4BW0G41

Yellow ZB4BW0B51 ZB4BW0G51

Blue ZB4BW0B61 ZB4BW0G61

. . . 1

White ZB4BW0B12 ZB4BW0G12

36.70

Green ZB4BW0B32 ZB4BW0G32

Red ZB4BW0B42 ZB4BW0G42

Yellow ZB4BW0B52 ZB4BW0G52

Blue ZB4BW0B62 ZB4BW0G62

2 . . .

White ZB4BW0B13 ZB4BW0G13

44.90

Green ZB4BW0B33 ZB4BW0G33

Red ZB4BW0B43 ZB4BW0G43

Yellow ZB4BW0B53 ZB4BW0G53

Blue ZB4BW0B63 ZB4BW0G63

1 1

White ZB4BW0B15 ZB4BW0G15

44.90

Green ZB4BW0B35 ZB4BW0G35

Red ZB4BW0B45 ZB4BW0G45

Yellow ZB4BW0B55 ZB4BW0G55

Blue ZB4BW0B65 ZB4BW0G65

Mounting Collar, Contact Block and Light Module (with screw clamp terminal connections) f

Supply Light Source Supply Voltage
Type of Contact f Color of Light 

Source Catalog Number Price
N.O. N.C.

Screw clamp terminal connections

Direct supply
BA9s
2.4 W max. bulb
Not included g

≤ 250 Vac/dc

1 . . . . . . ZB4BW061 $27.40

. . . 1 . . . ZB4BW062 27.40

2 . . . . . . ZB4BW063 35.60

1 1 . . . ZB4BW065 35.60

Transformer type
1.2 VA, 6 V
secondary

BA9s
incandescent
bulb included

110–120 Vac
50/60 Hz

1 . . . . . . ZB4BW031 57.00

1 1 . . . ZB4BW035 65.00

230–240 Vac
50/60 Hz

1 . . . . . . ZB4BW041 57.00

1 1 . . . ZB4BW045 65.00

440–480 Vac
60 Hz

1 . . . . . . ZB4BW081 57.00

1 1 . . . ZB4BW085 65.00
For additional information, reference Catalog #9001CT0001.
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Push Buttons—XB4 22 mm
Electrical Components www.SquareD.com

For the most up-to-date information
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ZB4BZ009

ZBE101

ZBE203

ZBVB•
a For Quick-Connect version add “3” to the end of the catalog number Example: ZBE1013 (Quick-Connect size 1 x 0.250" or 2 x 0.110").
b For Ring Tongue compatible blocks add “9” to the end of the catalog number (Example: ZBE1029).
c Cannot stack additional contact blocks onto these blocks.

d Electrical components with connection by printed circuit board pins are available. Consult local field office for details.
e Electrical components with connection by plug-in connector are available. Consult local field office for details.

Body/Mounting Collar
For use with Catalog Number Price

Electrical block (contact or light module) ZB4BZ009 $2.70

 Add-On Contact Block (with screw clamp terminal connections) de

Description
Type of Contact

Catalog Number Price
N.O. N.C.

Standard single
contact blocksab

1 . . . ZBE101 $8.20

. . . 1 ZBE102 8.20

Standard double
contact blocksab

2 . . . ZBE203 16.60

. . . 2 ZBE204 16.60

1 1 ZBE205 16.60

Special contact blocks 
(for low power switching
and dust protected) c

1 . . . ZBE1016 16.40

. . . 1 ZBE1026 16.40

Light Modules (with screw clamp terminal connections) de
Description Supply Voltage Color of Light Source Catalog Number Price

12 Vac/dc

White ZBVJ1

$25.90

Green ZBVJ3

Red ZBVJ4

Yellow ZBVJ5

Blue ZBVJ6

24 Vac/dc

White ZBVB1

25.90

Green ZBVB3

Red ZBVB4

Yellow ZBVB5

Blue ZBVB6

110–120 Vac

White ZBVG1

25.90

Green ZBVG3

Red ZBVG4

Yellow ZBVG5

Blue ZBVG6

24–120 Vac/dc

White ZBVBG1

25.90

Green ZBVBG3

Red ZBVBG4

Yellow ZBVBG5

Blue ZBVBG6

230–240 Vac

White ZBVM1

25.90

Green ZBVM3

Red ZBVM4

Yellow ZBVM5

Blue ZBVM6

Direct supply for BA9s
2.4 W max. bulb
Not included

≤ 250 Vac/dc . . . ZBV6 16.60

Super Bright

12 Vac/dc

White ZBVJ1S

33.60 

Green ZBVJ3S

Red ZBVJ4S

Yellow ZBVJ5S

Blue ZBVJ6S

24 Vac/dc

White ZBVB1S

33.60 

Green ZBVB3S

Red ZBVB4S

Yellow ZBVB5S

Blue ZBVB6S

48–120 Vac

White ZBVG1S

33.60 

Green ZBVG3S

Red ZBVG4S

Yellow ZBVG5S

Blue ZBVG6S

For additional information, reference Catalog #9001CT0001.
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Push Buttons—XB4 22 mm
Legend Plateswww.SquareD.com
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ZBZ32

ZBY•101

ZBY2303

ZBZ33 ZBY610•
a For legends, see page 17-30.
b Start functions: white letters on black background. Stop functions: white letters on red background (unless otherwise specified above).

 

Standard (30 x 40 mm) Legend Plates for 8 x 27 mm Legendsa

Description
Legend Catalog 

Number Price
Color Text

Without legend . . . . . . ZBZ32 $1.00

With blank legend
(for engraving)

Black or red background . . . ZBY2101
1.70

White or yellow background . . . ZBY4101

Custom Legend
(Specify Engraving)
2 lines of 11 characters
(including spaces)
maximum per line

Black background White ZBY2002

7.10
Red background White ZBY2004

White background Black ZBY4001

Yellow background Black ZBY4005

With international language 
marked legend

Black or red background b O (black background) ZBY2146

1.70

O (red background) ZBY2931

I ZBY2147

II ZBY2148

O-I ZBY2178

I-II ZBY2179

I-O-II ZBY2186

With English language 
marked legend

Black or red backgroundb AUTO ZBY2115

1.70

AUTO-HAND ZBY2364

AUTO-O-HAND ZBY2385

CLOSE ZBY2314

DOWN ZBY2308

EMERGENCY STOP ZBY2330

FAST ZBY2328

FORWARD ZBY2305

FOR-REV ZBY2371

HAND ZBY2316

HAND-OFF-AUTO ZBY2387

INCH ZBY2321

JOG ZBY2382

LEFT ZBY2310

OFF ZBY2312

OFF-ON ZBY2367

ON ZBY2311

OPEN ZBY2313

POWER ON ZBY2326

RESET (red background) ZBY2323

RESET (black background) ZBY2322

REVERSE ZBY2306

RIGHT ZBY2309

RUN ZBY2334

SL