PRE-SENSITISED PHOTOPOSITIVE BOARDS

* Blue colored positive resin, without marbles
* Micro definition, resin thickness 2.5u.
* Adhesive anti UV-protection
* 5 years shelf life garanty.
* Individual packaging in plastic
bag up to size 200 x 300 mm.

Special cut out price per m2 upon request
For FR 4 in 2/10th - 35y please consult CIF

Special cut out price per m2 upon request
For FR 4 in 4/10th and 2/10th please consult CIF

Specifications are subject to change without prior notice.

Positive EPOXY FR4 16/10% - 35 Size in mm Bakelite. Ep?xy Ep'oxy
. . 15/10th | side I side 2 sides
Positive Bakelite 15/10® - 35 p Reference
75 x 100 AC 7 AA 7 AB 7
100 x 150 AC 10 AA 10 AB 10
100 x 160 AC 16 AA 16 AB 16
150 x 200 AC I5 AA 15 AB I5
200 x 300 AC 20 AA 20 AB 20
300 x 600 AC 60 AA 60 AB 60
600 x 900 AC 90 AA 90 AB 90
Positive Epoxy FR4 8/10* - 35 Size in Epoxy Epoxy
mm | side 2 sides
Reference
100 x 160 AAB 16 ABB 16
200 x 300 AAB 20 ABB 20
300 x 600 AAB 60 ABB 60
600 x 900 AAB 90 AAB 90
ses th Size in Epoxy Epoxy
Positive Epoxy FR4 4/10® - 35 . PR s
Reference
100 x 160 AAC 16 ABC 16
200 x 300 AAC 20 ABC 20
300 x 600 AAC 60 ABC 60
600 x 900 AAC 90 ABC 90
ees & Size in Epoxy Epoxy
Positive Epoxy FR4 16/10+ - 70 o e 2 ides
Reference
100 x 160 AATI6 AB 716
200 x 300 AA 720 AB 720
300 x 600 AA 760 AB 760
600 x 900 AA 790 AB 790
th _ L .
Teflon (Duroid) 160 S Size in o des
High frequency sensitised, double sided. 100 x 160 ABT 16
Di-electric constant 2,4 - 2,6 (£ 0,04). 200 x 300 ABT 23
406 x 915 ABT 47
th _ L .
Teflon (Duro'l'd) 8/10 Sup Size in 2 sides
. . . mm Reference
H|.gh frequency sensitised, double sided. 200 x 300 ABT 18
Di-electric constant 2,4 - 2,6 (£ 0,04). 300 x 600 ABT 186
UNCOATED PCB LAMINATES
Size in Bakelite Epoxy Epoxy
Epoxx FR4 16/10" - 35 mm 15/10th | side I side 2 sides
Bakelite 15/10° - 35 p Reference
High quality laminate with 8 layers 75 x 100 AF 7 AD 7 AE 7
of fibre glass. Standard MIL 13949 :gg X ::g :: :: :g :: :: ::
. X
for thel FRf} UL94. Vo. Indlmdugl EoER0s REITE ADNE S
packaging in plastic bag upto size 200 x 300 AF 20 AD 20 AE 20
200x300 300 x 300 AF 30 AD 30 AE 30
300 x 600 AF 60 AD 60 AE 60
600 x 900 AF 90 AD 90 AE 90
th _ Size in Epoxy Epoxy
EpOXY FR4 . 8/10 35 H mm | side 2 sides
Special cut out price per m2 upon Reference
request For FR 4 in 4/10th and 2/10th 100 x 160 ADB 16 AEB 16
please consult CIF 200 x 300 ADB 20 AEB 20
300 x 600 ADB 60 AEB 60
600 x 900 ADB 90 AEB 90
Flexible Circuits Size in | side 2 sides
Bare mm Reference
) } 100 x 600 AN 10 AN 210
Insulation 50 p - copper cladding 35 p. 200 x 600 AN 20 AN 220
600 x 900 AN 60 AN 260
Presensitised photopositive Size in | side
K | mm Reference
Insulation 50 p - copper cladding 35 p. 100 x 600 AQ 10
200 x 600 AQ 20
ALUMINIUM PHOTOPOSITIVE CIRCUITS
Thermic dissipation > 1°C / Watt / mm?2 Size in Reference
o 100 x 150 AAT 10
. >| °
Heat §i|55|pat|on | °C/Watt / mm2 oo NI
. Adheslmn to copper > 22N/cm . 300 x 600 AAT 30
» Working Temperature 130 °C continuous 620 x 920 AAT 61
* Electrical strength (for 100u) 51 KV/mm
* Di-electric constant = 3 at IMHz ¢ Dissipation power 0,35 Watt /dm2 / °C
www.cif.fr



