Mounting rail systems

TS15 mounting rail I

TS156x5
Unperforated Aluminium, bright S-hort-circuit strength Material thickness Length Qty Order no.
TS 15x5 2M/AL/BK 16 mm2 1mm 2m 10m 0134700000
(max. tolerable rated current for PEN function = 76 A)
Steel, gal d / yellow passi d
TS 15x5 2M/ST/ZN 10 mm2 1mm 2m 2m 0514200000
TS 15x5 1M/ST/ZN 10 mm? 1mm im 10m 0514210000
With slotted hole Aluminium, bright Short-circuit strength Material thickness Length Qty Order no.
TS 15x5/LL 2M/AL/BK 16 mm? 1mm 2m 2m 0217900000
(max. tolerable rated current for PEN function = 76 A)
E] Steel, g d / yellow p d
| TS 15x5/LL 2M/ST/ZN 10 mm? 1mm 2m 2m 0117500000
| 7 TS 15x5/LL 1M/ST/ZN 10 mm2 1mm im 10m 0117510000
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TS 32 mounting rail [__)
TS32x15
Unperforated Aluminium, bright Short-circuit strength Material thickness Length Qty Order no.
TS 32X15 2M/AL/BK 70 mm? 1,5 mm 2m 2m 0169300000
(max. tolerable rated current for PEN function = 192 A)
Steel, g d / yellow p: d
TS 32X15 2M/ST/ZN 35 mm? 1,5 mm 2m 2m 0122800000
TS 32X15 1M/ST/ZN 35 mm? 1,5 mm im 10m 0122810000
Copper, bright
TS 32X16.2 2M/CU/BK 120 mm? 2,1 mm 2m 2m 0364300000
(max. tolerable rated current for PEN function = 269 A
Stainless steel, bright
TS 32X15 2M/CRN 35 mm? 1,5 mm 2m 2m 0293220000
With slotted hole Steel, g; d / yellow p d Short-circuit strength Material thickness Length Qty Order no.
TS 32X15/LL 2M/ST/ZN 35 mm? 1,5 mm 2m 2m 0514400000
TS 32X15/LL 1M/ST/ZN 356 mm? 1,5 mm im 10m 0514410000
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Mounting rail systems

TS 35 mounting rail LI

TS 35x7,5
Unperforated Aluminium, bright S-hort-circuit strength Material thickness Length Qty Order no.
TS 35X7.5 2M/AL/BK 35 mm? 1 mm 2m 2m 0330800000
(max. tolerable rated current for PEN function = 125 A)
Steel, galvanised / yellow p: d
TS 35X7.5 2M/ST/ZN 16 mm? 1mm 2m 2m 0383400000
TS 35X7.5 1M/ST/ZN 16 mm? 1 mm Tm 10m 0383410000
Stainless steel, bright
TS 35X7.5 2M/CRN 16 mm? 1mm 2m 2m 1747350000
With slotted hole Steel, g: ised / yellow p. d Short-circuit strength Material thickness Length Qty Order no.
TS 365X7.5/LL 2M/ST/ZN 16 mm? 1mm 2m 2m 0514500000
TS 35X7.5/LL 1M/ST/ZN 16 mm?2 1 mm im 10m 0514510000
I
3; Steel, galvanised / blue p d
. TS 35X7.5/LL 2M/ST/ZN /WS/BL 16 mm?2 1 mm 2m 2m 0514580000
i
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TS 35x 15
Unperforated Copper, bright S-hort-circuit strength Material thickness Length Qty Order no.
TS 35X15/2.3 2M/CU/BK 150 mm?2 2.3mm 2m 2m 0270100000
(max. tolerable rated current for PEN function = 309 A)
Steel, galvanised / yellow p: d
TS 35X15/2.3 2M/ST/ZN 50 mm?2 2.3mm 2m 2m 0498000000
Aluminium, bright
TS 35X15/2.3 2M/AL/BK 70 mm?2 2.3mm 2m 2m 1848290000
(max. tolerable rated current for PEN function = 192 A)
Unperforated Steel, g: ised / yellow p. d Short-circuit strength Material thickness Length Qty Order no.
TS 35X15 2M/ST/ZN 25 mm? 1.5 mm 2m 2m 0236400000
TS 35X15 1M/ST/ZN 25 mm?2 1.5 mm im 10m 0236410000
With slotted hole Steel, g: ised / yellow d Short-circuit strength Material thickness Length Qty Order no.
TS 35X15/LL 2M/ST/ZN 25 mm? 1.5 mm 2m 2m 0236500000
TS 35X15/LL 1M/ST/ZN 25 mm? 1.5 mm im 10m 0236510000
L
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TSK 35 x 15
Unperforated PVC RAL 7035 Length Qty Order no.
TSK 35X15 2M PVC/GR 2m 2m 0514300000
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