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60.7004-21
(Comprising
100m reel)

60.7004-22
60.7004-23
60.7004-24
60.7004-25

Nominal cross section:

Strand design:
Conductor diameter:
Insulation thickness:
Outer diameter:
Current rating:
Nominal voltage
Test voltage:
Insulation:

Operating temperature:

Farnell Components

Type

FLEXI-E 0,50

FLEXI-E 0,50
FLEXI-E 0,50
FLEXI-E 0,50
FLEXI-E 0,50

0.5mm?/ 20AWG
129 x 0.07
0.90mm

0.60mm

2.1mm

10 Amp

500V

2200Vac

pPVC

-10°C +70°C

Catalogue: Cableline, page 2

Description

Highly flexible,
base insulated
stranded wire.
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