LVDS Kit Kabel 300mm 30-polig

Marke ‘ JAE

Hersteller- (781 -FI-X30HL-KITASSY-300MM
Teilenummer - ' :
Katalogseite 1 3

RoHS:-Status ~

H Ro HS-Zertifikat ansehen

Biid vergréBern

Diese Abbildung steht stellvertretend fiir dle
' Produktrelhe '

'T‘ééﬁéiéthéﬁokuﬁﬁen%é |

N Daten blai-t

Seiten : Grisfe (KB}
.FI S'a Interface Connectnrs Qag_g Sheet

_ _ _ _ i
Hmwes Wenn S‘e Frobsezne beln Ladeq des PDF‘.JO!{L}P"EEH\S habm entfemen Sne das Hékchnn .

! 344%8

Eigenschaften D o T o

CAttTRuE - Attribut Vert

iating-zu-Kabel

i I
I Nepwistrom i

Beschreibung S S o ' -
LVDS-Entw:ckIungsklt :
Ztir Unterstutzung der Prototypenentwmklung hat JAE eine Rethe an Fl- Kits ein

gefuhrt die uber 2 x Crimp- ~ .
Buchsenlelstengehause mit Pre-Crimped Kabeln 300 mm verfugen Dig Anzah! der integrierten Kabel korrespondlert it der
Anzahl der Kontakte im Gehause ' .
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Die FI- Famllte wurde fir Platine-zu-Kabei- Anwendungen entwickelt und verfiigt tiber die e[ektnsche Le:stung zur-

Unterstiitzung der Ubertragung von Low Voltage Differential Sigpaliing (LVDS). Mit dem zunehmenden Einsatz von digitalen
Technologien in Produkten erfiilt dle FI-Familie die Anforderun

g an interne S;gnale flir Produkte wig LCD PDP, Réar PrOJectlon
und andere Produkte, die LVDS emsetzen N .

Kompatrbe! mit Hochgeschwmdlgke;ts leferenzmlubertragung (90 bis 100 Q3
Abgeschirmte Versionien bieten verbesseite EMI

Die Version mit Riegel bietet verbesserte mechanlsché Riickhaltekraft bei Vlbratmnen '
i FI R wurde VOn VESA als Standard- LVDS Steckverblnder fur die LCD Schmttstel!e ausgewah!t




Component Product Information: MB-6062E-2

1.25mm staggered Contuact Spacing, Double Rows Dec ’97
LCD Interface Connector, FI Series 7 ? ?
Connector

| GENERAL: This LCD Interface connector is designed to be used for high-resolution
LCD (XGA, SXGA). Both Single row connector and double row connector make it
possible to high  and miniatmre packaging, to cope with requests of narrower LCD
flange and Low profile.

|\ FEATURES:

7 1.25mm staggered contact spacing, 21 contact connector & 31 contact connector

of double rows, and 20 contact connector of single row.

?  3.7mm high Pin Header

2 Usable for both Discrete wire and FPC.  (mated to same pin hecader )

?  Two pmn header versions are available:  Pin header without Shell, and Pin Header
with Shell which 1s superior in High frequency performance.

? Both pin header versions are mounted in the identical PCB foot pattern.

2 Itis designed to impedance-match with LVDS, PanelLink" "'

7 Applicable wite: #28 ~  #32 AWG

2 Apphcable FPC: 0.14mm thick

|  CONNECTOR CONFIGURATIONS:

[PIN SIDE] (21, 31) [SOCKET SIDE] (21)

A

(Pin Header with Shell) Cable type Connector with Shell) (FPC type Connector with Shell)

£ Cable type Connector without Shell)
I GENERAL SPECIFICATIONS: | MATERIALS & FINISHES:

Number of contacts 20,21, 31 Component ! Material & Finish

Contact Spacing, Connecting side 1.251mm nsulator Pin side: PPS {UL94V-0, Black)
Terminal sidgg  0.625mm Socket side: (Flass-filled 66 Nylen/PBT (UL94V-0, Black)

Rated cuirent 1A per contact| |Pm Contact Copper Alloy

D W.V. 500 VAC 1ms)| Connecting Area: [0 110 min Gold over Nickel plated

Insulation Resistance 100M 0 mmin. Lead Area: |SnPb plated

Contact Resistance m0 max. |[Socket Contact Phosphor Bronze

Cycles Office Environment: 50 cycles 0.1 min, Gold over Nickel plated

Operating Temperature 40 T 4807 pHold-down Copper Alloy, Tin over Nickel plated




LCD Interfuce Connector, FI Series
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HOW TO ORDER:

e PIN HEADER: FI- W * 21 P-HF-EI1500
Series Prefix Number of Headers
Double |installed in Embossed Tape
E: with Metal Shell | SMT Right-angle Type
No mark: without Shell Pin Header
[PIN HEADER WITH SHELL] Unit: mm Number of contacts
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| HOWTO ORDER:
e PIN HEADER:

21 _P-HF-E1500

FI- W _* 2
Series Prefix l Number of Headers
D ingtalled 1

E: with Metal Shell SMT Straight Type
No mark: without Shell Pin Header
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[STRAIGHT PIN HEADER ]
Unit: mm
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LCD Interface Connector, FI Series MB-6062E-2 4/9
! HOW TO ORDER:
® SOCKET HOUSING:
FI- W * 21 =

——y= S e e -

Series Prefix.] | P | S: Socket Housing [SOCKET HOUSING] Unit: mm
Donble Contact Row i E E i M: FPC Comnecting Type 3 -
E: with Metal Shell i | Number of contacts 20,2
No mark: without Shell | 21
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[RIGHT ANGLE PIN HEADER ]
| HOW TO ORDER: FI- § * ¥**x P HF - E1300

Series Prefix Number of Headers
Single Contact Row installed i

E: with Metal Shell __SMT Right-angle Type
No mark: without Shell Pm Headel

Number of contacts
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[RIGHT ANGLE SUSPENDED TYPE PIN HEADER]
! HOWTO ORDER: FI-SEB ** P-HF-E1500

Series Prefix BN Number of Headers
mg) | inst; n Bm

E: with Metal Shell SMT Right-angle Type
B: Suspended type Pin Header

Number of contacts
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LCD Interface Connector, FI Series MB-6062E-2 6/9

1 HOW TO ORDER:
FI- S ®
Series Prefix
Single Contact Row No Mark: Standard Type
B
C

¢ PIN HEADER:
E: with Metal Shell

Number of contacts

Reverse T‘mP

onnecting Connector
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| MATING COMBINATION:

Pin Header with Shell
FI-WE#**P-HF

»

Pin Header without Shell
FI-W#**P_-HTF

Mating Dimensions with Shell
< Cable Type>
Mated width: 11 Snmum , Height: 4 8&mm

48

Mating Dimensions without Shell
< Cable Type>
Mated width: 7 4mm , Height: 3 7mm

FI-C3-A1-15000

Cable type Socket with Shell
FI-WE**HS

FPC Connecting type Socket
with Shell
FI-WE**M

_ ‘ Cable type Socket without Shell

FI-W**HS

FPC Connecting type Socket
without Shell
FI-W**M

< FPC Type>
Mated width: 8 6mm , Height 3 8mm
8.6 L|

3.8

< FPC Type>
Mated width: 8§ 6mm , Height 3 7mm
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| MATING COMBINATION:

PIN HEADER WITH SHELL FPC CONNECINTG TYPE
FI-SE**P-HF CONNECTOR WITH SHELL
FI-SE**P-HF

FI-SEB-**P-HF**
CABLE TYPE CONNECTOR

WITHOUT SHELL
FI-S**8

MATED DIMENSION MATED WIDTH: 8.8mm
WITH SHELL HEIGHT:
2. 11mm

-, L‘ o~

MATED DIMENSION MATED WIDTH: 8 8mm
WITHOUT SHELL HEIGIIT: H mm

FI-SEB20P-HF (1.4

. >
N

T FI-SEB20P-HF13|1.3
FI-SEB20P-HF10(1.0
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| HOW TO ORDER:

OSOCKET CONTACT: Unit: mm
FI- C3 _Al-1500

——r— e

Serles Prefix | i i { Number of Contacts in a reel

Applicable Wice ____' | Gold over Nickel plated __

Applicable Wire: #28" #32 AWG
Insulated Outer Diameter: 0.45mm diameter =~ 0.9mm diameter

Semi-Automatic Crimping Machine: CT350-2-F1
Applicator for Semi-Automatic Crimping Machine: 350-FI-2
Applicator for Full-Automatic Crimping Machine: 350-FI-3B
Handy Crimping Tool: C'T150-4-F1
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Excluded Crimped Area

[CABLE HARNESS]
Consult us for Cable Harnessing,.

Notice: Products shown in this leaflet are made for the applications listed below However, if the above-mentioned products are to
be used in aerospace devices, marine cable-connection devices, atomic pewer control systems, medical equipment for life-support
systems, or any other specific application requiring extremely high reliability, please contact JAE for further information

Recommended applications: Computers, Office machines, Measuring devices, Telecommuntication devices ( Terminals,

Mobile devices), AV devices, Household applications, FA devices, ete.
JAE Europe Ltd

Coliseum Business Centre, Riverside Way, Cambetley, Surrey, GU15 3YL, England
Tel: +44 (0) 1276 404000 Web: www.me-ewope cory  Email: sales;jae couk

Subject to change without notice. Consult JAE for latest design & specifications.




