CEF14KTN

DURACELL

NiMh Battery Charger

Battery Charger Built in - Direct Plug In
Battery Type: HR6 AA or HRO3 AAA
Input: 100-240V 50/60 Hz
Output: HR6 5.6V DC 0.36A

per slot (2 or 4 AA NiMH)
HRO03 2.8V DC 0.16A
per slot (2 AAA NiMH)
Operating Temperature 0°Ct0 55°C
Range: (32°F to 130 F)
. ) 120 X 80 X 34 mm
Dimensions:

Charge Termination is based on -dV, temperature and/or built-in timer.

Indicator: LED : Red -Charging Green - Charge Complete
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Berkshire Corporate Park
Bethel, CT 06801 U.S.A.
Telephone: Toll-free 1-800-544-5454  Charge rate and time is dependent on the battery discharge state and operating temperature .
Internet: www duracell.com
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