OrderCode 2%~ 169,

o 3§ figure LCD
o Low Power Consumption
o Panel Resst Version
® Add/Subtract Version
SPECIFICATION
Voitage: 25 —-34vV0C
Current: SpA typical
10pA maximum at 10kHz
Display: 8 digit, 8mm char. hesght, black LCD
Operating temp.. -10°C to +50°C
S temp. -20°C to +70°C

Signal Inputs  COUNT INPUT (1)
Electronic input, 10kHz max, postive
adge switching, 0.7V threshold,

munmum puise length 50uSec,
TTUCMOgu compatible.

COUNT INPUT (2)

Contact closure/open collector input,
30Hz max. negative edge swilching,
0 7V threshold, mimimum puise length

15mSec.
DIRECTION (D) (Add/subtract onty)
Electronic input; TTUCMOS
compatible; Add: logic 1 (VDD),
Subtract: logic 0 (OV)
EXTERNAL RESET (R)
Contact closure/open collector
negative edge tnggered, 0 7V
threshold, mimmum puise length
15mSec.
SUPPLY (+)
Positive supply terminal
COMMON (-~)
Supply OV and signal common
Connections 6 PCB mounting pins on a 0.1 mch
pitch Unmarked terminal has no
internal connection
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Farmell Electronic Components Limited

Sales 10532} 838311 Tecnnical 10532) 793123,

Dataline 10532) 310160 Sax (0532) 83341
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