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Wiring Accessories

Grommets and Universal Bushes

SR 1705

Diaphragm Grommets

Black PVC
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Type A
Part Dimensions (mm)
Number D d1‘ d, h
19426 19.0 110 - 16.0° 1.5
19427 21.5 12.5 16.0 2.4
19428 25.5 14.0 19.0 1.5
15512 25.4 15.9 19.0 2.0
10134 25.5 14.0 19:0 2.4
19429 25.5 14.0 19.0 3.0
10187 25.5 14.0° 20,0 1.5
10806 36.5 19.0 25.5 2.4
19430 38.0 25.5 32.0 2.4
19431 38.0 25.5 32.0 4.0
19442 49.0 31.0 42.0 2.4
Type B
Part Dimensions (mm)
Numb
umber —p d 4 h
19432 12.7 6.4 9.9 1.5 -
19433 15.7 9.5 12.5 1.5
19434 17.5 8.0 11.0 1.5
19435 19.0 11.0 16.0 1.5
19436 25.5 18.8 22.0 1.5
19437 25.5 16.0 19.0 1.5
19438 25:5 16.0 20.0 1.5
19439 30.0 20.5 25.5 1.5
SR 1707

Universal Bushes
Black Nylon
o Effortless snap-fit into panels

* Easy installation,
no tools needed

® Protects against rough
panel hole edges

¢ Ideal for wire, cable a)na
irreqular-shaped iterps

Panel Dimehsions (mm)

Part .

Mounting Max Panel Max
Number i Diag Thickness  LD. .
110534 15940 5732 11
110535 19.0 3.2 12.7
110536 20,6 32 12.7
110537 22.2 3.2 14,2
110538 254 32 19.0
110539 27.8 3.2 20.6
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Part Dimensions (mm)

Std
Pack
Qty
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SR 1710
Grommet Sleeves

h

Black PVC

* Provides extra support and protection for cables and wires
passing through panels :

Dimensions (mm)

Part

Number D d2 d1 d; hl
12461* 142 7.6 6.1 55 3.8
60466 143 87 51 51 16
50687 < 142 9.5 6.4 64 2.4
12468 140 U5 6.4 6.4 26

* Features a flange on the narrow end
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Part Dimensions (mm) Std
Number Pack
D d d h d d h oy
12462 % 181 12,77 9.5 3.2 14.3- 119 - 355 4000 -
51409 19.1 12.7 9.7 0.8 15.1 12.2 26.8 4000 -
.v“ E ‘
h,
s ] — ‘
T K
L —t
Part Dimensions (mm)- Std
Number Pack
D & d d h h oy
40016 9.5 4,071 48 .. 3.2 22.2 5000 —
15517 10.3 4.0 7.7 5.6 2.4 38.9 5000 -~
12463 11.5 6.8 9.3 9.3 16 36.0 5000 -~
60218 14.0 6.2 9.6 8.0 1.6 41.3 5000 ~
60752 14.3 7.9 113 10.5 3.2 381 5000  ~
12464 19.1 10.3 14.2 12.7 3.2 38.1 2500 ~

Multi-Cable Grommet
 Suits cables 8 to 17mm diameter
® Fits 20mm hole

¢ Graduated sleeve can be cut
to requirements

Dimensions (mm)

Std

Part Panel Pack

Number Hole Size Thickness Cable Range Qty
12312 20.0 1.6 8.0~17.0 1000 -~



