PERMANENT IDENTIFICATION — Stainless Steel & Brass Marker Plates

and Tags

Product Bulletin Number SA-SSCB15 6/2007

Stainless Steel and Brass Marker Plates and Tags

= Provides permanent identification of pipes, conduit, valves,

cables and equipment in harsh environments

® Designed for use with PANDUIT® Pan-STeEL® Stainless Steel

Cable Ties for fast installation at lowest
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= All marker plates can be embossed or laser etched with

PANDUIT Factory Custom Marking Service

Length/
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*See last page for PANDUIT Factory Custom Marking Service Information.

Custom Marking
Parameters”

Max. 3/16" Max. Used with
(4.77mm) Lines Pan-Steer*
Character of Cable
Per Line Text  Ties™

Thickness

In. mm

23 3 MLT-S 010 .25

20 3 MLT-H 010 .25

20 3 MLT-H | 015 .38

23 1 MLT-S | .010 .25

MLT-S | .010

MLT-S 010

26 6 MLT-S 015

22 6 MLT-S 015

26 3 MLT-S  .010

® For on-site custom marking use the metal indenting machine
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*See last page for PANDUIT Factory Custom Marking Service Information.
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See page 5 for Pan-Sreec® Stainless Steel Cable Ties,
*Order number of pieces required, in multiples of Standard Package Quantity.
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