
Finish : chrome-plated and polished.
tlaterial: brass, with plastic handle.
-=ad @ 8 mm.

SANDVIK BELZER

Magnetic pick-up
tool
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Finish: chrome-plated magnetic head, O 8 mm.
Material: BRASS.
::r office and fine-mechanics applications.

Magnetic pick-up
tool with joint
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Finish: chrome-plated magnetic head, @ 13 mm.
Material: BRASS. Magnetic pick-up

tool, telescopic type

u-J
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L
mm

25357 1 064525 1 200 420-700

Finish: chrome-plated. Flexible shaft with steel core.
Material: BRASS.
=cr gripping very small parts.

Flexible pick-up tool

2509Product
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EAN code
731415+
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max.@
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mm
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Finish: with plastic handle, in wooden case.
, '/ i th i l luminated mirror surface. Telescopic mirror
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