Series500 HMDIGSILUIL

Absolute Sysiem Palented by MITUTOYD Specifications

Accuracy:  DIN 862
Pratection: |P-66, IP-67

g (DIM EM £0529)

@ Resalution: 0,01 mm

\w‘ Deliverad in soft case

Nt including 1 ar 2 batteries and factory certificate
o iy

500-626-1

Optional accessories

AP - W==-  1io. 0522624 Sigal cable

e with data switch (1 m)

500-706-1 No. 05CZAB25 Signal cable
o / with data switch (2 m)
'||'-I| j Extension for depth measurement see page 148
Meagring Ho. Resolution Brror limits Depth gauge Data cutput Mass Consumables Spares
fange i 9 No. 938882  Battery (SR 44)
IP-66
0150 500-626-1 00 DIM 862 Flat 164
0200 500-627-1 oo DIM 862 Flat 194
0-300¢ 500-628 o1 DI 862 Flat 345 - 500-657-1 and 500-709-1
0-150 500-637-1 001 DIN 862 Flat * 164 with round depth gauge @ 1,9 mm
0200 500-638-1 oo DIM 862 Flat - 194
0-300¢ 500-639 oo DIM 862 Flat L 345
0150 500-657-1 oo DIM 862 Found 1,9 mm 164
IP-67
0150 500-706-1 00 DIM 862 Flat 164
0200 500-707-1 oo DIM 862 Flat 194
0150 500-716-1 oo DIM 862 Flat [ ] 164
0-200 500-717-1 00 DIM 862 Flat ] 194
0150 500-709-1 00 DIM 862 Found 1.9 mm 164
* without TUW cetification

G

H_=

1Y P
[ ) ) o—"
i A
-
Ieaguming a b C i e
range rm rm i ram nm nm
0-150 210 165 231 40 16
0-200 245 200 288 50 16
0-300 280 218 408 B4 20

™ Patent numbers see page 480
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