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PMX-04 Series Transducers

Features

@ Side opening sound emission
® Small and low profile design

tgqllpnonhq_svpogi

kil

]
-
%

Specifications

[Type |PmMx-04a |lPMx-04B |PMX-04C |
|Rated Voltage (V) I 15 | 15 || 15 |
Mean Current Consumption Max70 Max70 Max10
(mA) (Typ57) || (TypS51) || (Typ9.1) J0B OPPORTUNITIES
|Coil Resistance (ohms) [ 65+-1 | 65+1 || s0+-75 |
|Coil Impedence [ w6 || 22 || 140 |
Min80 Min85 .
Sound Output at 10cm (dB) (Typ88) (Typ95) Min70(Typ78)
|Rated Frequency (Hz) | 2048 |[ 2731 || 2048 |
IOperating Voltage (V) ” Max 2 ” Max 2 “ Max 2 ]
[Operating Temperature (C) || -20~+60 || -20~+60 | -20~+60 |
[Storage Temperature ” -30~+70 ” -30~+70 H -30~+70 ]
[Weigh C 2 = I 2 |
HFRECUENCY RESPONSE
PMX-O4A(typecal CLve) PMX-04Btymcal curve) PMX-04C(typical curve)
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L35 5! unit : mm
housing material : PPE-M

Contact Us

Phone In USA: 800-782-7636 x 509
Phone In Canada: 800-255-7636 x 509
Fax: 732-623-5590
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