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<. Toleronce: operoting point :0.25mm: actuating force :10%
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©-- | Mechanical features
C > | Enclosure: PBT. glass fibre reinforced
@S | Cover: PC, blacc«
~O | Actuator: Button (Thermoplast)
=
< Ambient air temperoture: -30°C up to +80°'C
%) Contact type: 2 NC-con:.acts (Zb)
Mechanical life: 3x10% switch opsrations
Switch frequency: max. 100,/min
Maunting: from the top 2xM4, from the front 2xM3
Connection type: 4 screw conncctions (M3.5)
Coble entry size: rectangle 8.5x3.3mm
Weight: approx. (},02kq
Electrical feaiurcs
0 Max. voltage: 250 v AC
O? Max. endurine current: | th 10A
0 Mox. inrush current: accordin¢ te [EC 947-5-1, AC 15 240V 3A
O Stondards: accordin¢ io DIN VDE 0660, |EC 947-5-1
. Protection class: {P 30 acco-ding to IEC 529:1989;EN 50529:DIN VDE 0470 T1
M) Approvols: UL, CSA ¢nd BG (oppli. for)
Q Short circuil protection: B6A slow-ccting, 10A quick-acting

The push bolt actuator is mainly intended to be occtuated clong it's axis.
considerably reduce switch

life.

The moving pcris should be oiled psriodicaliy.
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