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A
performance level
PL3 PL2 Sk dimensions
no. of part number part number part number insulafor A max. B 0 E
confacts colour 5
06 09 18 506 7923 09 18 506 6923 09 18 506 5923 21,2 16,16 12,45 254 x 2= 5,08
10 09 18 510 7923 09 18 510 6923 09 18 510 5923 32,3 21,84 11,53 256 x 4 =10,16
14 09 18 514 1923 09 18 514 6923 09 18 514 5923 31,4 26,92 22,61 2,54 x 6 = 1524
16 09 18 516 7923 09 18 516 6923 09 18 516 5923 39,9 29,46 25,15 254 x 1=1718
20 09 18 520 7923 09 18 520 6923 09 18 520 5923 45,0 34,54 30,23 2,54 x 9 = 12286 —
24 09 18 524 7923 09 18 524 6923 09 18 524 5923 50,1 39,62 35,91 2,54 x 11 = 2194
26 09 18 526 1923 09 18 526 6923 09 18 526 5923 grey 52,6 42,16 37,85 2,54 x 12 = 30,48
30 09 18 530 7923 09 18 530 6923 09 18 530 5923 58,0 41,24 43,83 2,54 x 14 = 35,56
34 09 18 534 7923 09 18 534 6923 09 18 534 5923 62,8 52,32 48,01 2,54 x 16 = 40,64
40 09 18 540 7923 09 18 540 6923 09 18 540 5923 10,4 59,94 55,63 2,54 x 19 = 48,26 C
50 09 18 550 7923 09 18 550 6923 09 18 550 5923 83,1 12,64 68,33 254 x 24 = 60,96
60 09 18 560 7923 09 18 560 6923 09 18 560 5923 95,8 85,34 81,03 2,54 x 29 = 13,66
64 09 18 564 7923 09 18 564 6923 09 18 564 5923 100,9 90,42 86,11 254 x 31 = 18,7k
06 09 18 506 7923 001 09 18 506 6923 001 09 18 506 5923 001 21,2 16,76 12,45 254 x 2= 5,08
10 09 18 510 7923 001 09 18 510 6923 001 09 18 510 5923 001 32,3 21,84 11,53 254 x 4 =10,16
1k 09 18 514 %923 001 09 18 514 6923 001 09 18 514 5923 001 314 26,92 22,61 254 x 6 =1524
16 09 18 516 7923 001 09 18 516 6923 001 09 18 516 5923 001 39,9 29,46 25,15 254 x 1=1118
20 09 18 520 7923 001 09 18 520 6923 001 09 18 520 5923 001 45,0 34,54 30,23 2,54 x 9 = 2286
24 09 18 524 7923 001 09 18 524 6923 001 09 18 524 5923 001 50,1 39,62 35,91 254 x 11 = 2794 D
26 09 18 526 7923 001 09 18 526 6923 001 09 18 526 5923 001 black 52,6 4216 37,85 2,54 x 12 = 30,48
30 09 18 530 7923 001 09 18 530 6923 001 09 18 530 5923 001 58,0 4124 43,83 2,54 x 14 = 35,56
34 09 18 534 7923 001 09 18 534 6923 001 09 18 534 5923 001 62,8 52,32 48,01 2,54 x 16 = 40,64
40 09 18 540 7923 001 09 18 540 6923 001 09 18 540 5923 001 10,4 59,94 55,63 2,54 x 19 = 48,26 L
50 09 18 550 7923 001 09 18 550 6923 001 09 18 550 5923 001 83,1 12,64 68,33 2,54 x 24 = 60,96
60 09 18 560 7923 001 09 18 560 6923 001 09 18 560 5923 001 95,8 85,34 81,03 2,54 x 29 = 13,66
64 09 18 564 7923 001 09 18 564 6923 001 09 18 564 5923 001 100,9 90,42 86,11 2,54 x 31 = 18,74
E
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