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ISOMETRIC

Item Title Quantity
Number

1 RCBS - BOTTOM

2 RCBS - TOP & SIDES

3 BLACK PLASTIC HANDLE
4

PLUG BUMPER

PART NUMBERS
RCBS1901013BK1 [PAINTED BLACK TEXTURED
RCBS1901013CG1 | PAINTED CONT. GRAY TEXTURED
RCBS1901013LG1 [PAINTED RAL7035 TEXTURED
NOTES
Shipped with a starter pack of 10-32 clip nuts and matching quantity
1421ABK black screws.
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