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£ (D Important Dimension To Check
01: L=100+20mm * Woterphoo! Rote: IPG8(mating)
02: L:200420mm IM Depth OF Water In 24 Hours.
04: L=400425mm t Housing: Thermoplostic, UL94V-0, Naturol White
Standard Length 15 400mm. # Terminol: Copper Alloy,Gold Ploted on contoct areq
Wire Length Eonge(L]: 100+9900mm * Seals: Silicone, bray.
2 (Red ¥ 200 200G ire: ULI430 20MHG,
[ Bromn & - LOAK # Current Rating @ 5A moximum,

* Voltoge Rating: 250V DC/AC maximum.
¥ Operating Temperature: -40~+105°C,
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